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MIL-DTL-5015 Type Reverse Bayonet 
or Threaded Coupling (Series IT and ITS)

USB-A Memory Key

ITS
with USB-A Memory Key

Shell Style
06 - Straight Cylindrical Plug

FR ITS 06 - 18 - USBA - 7 2 F6

Shell Size
18 - for USB

Series
ITS - MIL-DTL-5015 Type; 
Reverse Bayonet Coupling
IT - MIL-DTL-5015 Type; 
Threaded Coupling

Memory Capacity
2 - 2 GB

Other sizes available on request

Memory Key

Figure 1

Insulator Type
FR - Fire Resistant

Omit - For Standard Insulator

Integrated High 
Speed Connector

USB-A

Plating
F6 - Black Electrodeposited Paint (Std.)
F7 - Black Zinc Nickel  Plating

  Omit - For Cadmium Plating
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MIL-DTL-5015 Type Reverse Bayonet 
or Threaded Coupling (Series IT and ITS)

USB-A Memory Key

Glenair combines the convenience of a USB-A memory key with the durability 
and environmental sealing of threaded or bayonet coupling MIL-DTL-5015 Type 
Connectors. Available in a robust aluminum shell with black electrodeposited paint 
or black zinc nickel  plating, the Glenair USB-A memory key mates with your choice 
of IT or ITS type connectors with female USB-A contacts. Cadmium plating is also 
available.
Standard capacity: 2GB

TECHNICAL CHARACTERISTICS

Inserts and Grommet Suitable Rubber

Gaskets Neoprene Rubber

Metallic Parts Aluminum Alloy
RoHS Compliant Finish Available

Contact USB Type A Insert

Insulator P.B.T UL 94-V0

Environmental Rating IP67 (mated)

Memory Capability 2GB Standard *
* (for other sizes available, please contact the factory)
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N° SPC 

2046 
PAG. 

CODICE 

7140137000
REV. 

2 
DEL 

16/01/09 

Connettore volante dritto USB tipo A 

Straight plug USB type A 

ITS06A18-USB-A-71 TMN N137 DATA 1ª EMISSIONE 

08/04/08 
FORMATO 

A4 

COMPILATO 

Firma …………………..  Data …16/01/09 

CONTROLLATO 

Firma …………………..  Data ….16/01/09 

APPROVATO 

Firma …………………..  Data …../…../…...

1/1

UNITA': mm
UNITS: mm

1) CARATTERIZZAZIONE
-memoria flash USB con involucro metallico
-accoppiamento a baionetta
-interfaccia USB tipo A
-standard USB 2.0
-possibilità di applicazione corda
-fornito con tappo metallico

2) CARATTERISTICHE TECNICHE
-configurazione: USB Tipo A
-capacità: 1 Gb
-temperatura di esercizio: (0 ÷ +60)°C
-tenuta ambientale (connettore accoppiato): IP 67

3) MATERIALI E TRATTAMENTI PROTETTIVI
Inserti e grommet:
-gomma policloroprene

Guarnizioni:
-gomma neoprene

Parti metalliche:
-lega di alluminio
-Cd + Olive drab (G3)

1) KIND OF CONNECTOR
-USB flash drive with metallic shell
-bayonet coupling
-USB type A interface
-USB 2.0 standard
-possibility for rope application
-supplied with metallic cap

2) TECHNICAL CHARACTERISTICS
-arrangement: USB Type A
-capacities: 1 Gb
-working temperature: (0 ÷ +60)°C
-IP rating (coupled connector): IP 67

3) MATERIAL AND FINISH
Inserts and grommet:
-polychloroprene rubber

Gaskets:
-neoprene rubber

Metallic parts:
-aluminum alloy
-Cd + Olive drab (G3)

36.2 ±0.265.0 Max
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Straight plug USB type A 
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08/04/08 
FORMATO 

A4 

COMPILATO 

Firma …………………..  Data …16/01/09 

CONTROLLATO 

Firma …………………..  Data ….16/01/09 
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Firma …………………..  Data …../…../…...

1/1

UNITA': mm
UNITS: mm

1) CARATTERIZZAZIONE
-memoria flash USB con involucro metallico
-accoppiamento a baionetta
-interfaccia USB tipo A
-standard USB 2.0
-possibilità di applicazione corda
-fornito con tappo metallico

2) CARATTERISTICHE TECNICHE
-configurazione: USB Tipo A
-capacità: 1 Gb
-temperatura di esercizio: (0 ÷ +60)°C
-tenuta ambientale (connettore accoppiato): IP 67

3) MATERIALI E TRATTAMENTI PROTETTIVI
Inserti e grommet:
-gomma policloroprene

Guarnizioni:
-gomma neoprene

Parti metalliche:
-lega di alluminio
-Cd + Olive drab (G3)

1) KIND OF CONNECTOR
-USB flash drive with metallic shell
-bayonet coupling
-USB type A interface
-USB 2.0 standard
-possibility for rope application
-supplied with metallic cap

2) TECHNICAL CHARACTERISTICS
-arrangement: USB Type A
-capacities: 1 Gb
-working temperature: (0 ÷ +60)°C
-IP rating (coupled connector): IP 67

3) MATERIAL AND FINISH
Inserts and grommet:
-polychloroprene rubber

Gaskets:
-neoprene rubber

Metallic parts:
-aluminum alloy
-Cd + Olive drab (G3)

36.2 ±0.265.0 Max


