
MIL-DTL-5015

GLENAIR, INC. • 1211 AIR WAY • GLENDALE, CA 91201-2497 • 818-247-6000 • FAX 818-500-9912
 Printed in U.S.A. 

www.glenair.com  

 CAGE CODE 06324  © 2004 Glenair, Inc. 

  E-Mail:  sales@glenair.comC-24

CONNECTOR ELECTRICAL PLUG,
    PUSH/PULL COUPLER
       MIL-C-5015

947-106
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CONTACT ARRANGEMENT (MIL-STD-1651)

SHELL SIZE TABLE I

-

BASIC NO

PRODUCT SERIES

947EXAMPLE:

HOW TO ORDER:

106 -

5. MATERIAL/FINISH:
    CONNECTOR BODY-PER MS3106A PLUG
    ADAPTER, LANYARD SLEEVE-AL ALLOY/CADIUM OLIVE DRAB
    LANYARD-CRES/PASSIVATED NYLON JACKET

3. CONNECTOR 947-106-XXXX MATES TO AN MS3102A-XX-XX CONNECTOR
    WITH QUICK DISCONNECT ADAPTER ATTACHED - P/N 687-329-XX
    (TO BE ORDERED SEPARATELY).

2. PLUG IS COUPLED TO THE RECEPTACLE BY PULLING COUPLING RING
    REARWARD AND THEN PUSH THE RECEPTACLE FORWARD.
    PLUG IS UNCOUPLED BY A SRAIGHT AXIAL PULL OF LANYARD

1  ASSEMBLY TO BE IDENTIFIED WITH "GLENAIR", GLENAIR PART NUMBER,
    AND DATE CODE.

4. FOR SHELL SIZE 32, 36 ,40 ,44 , AND 48 CONSULT FACTORY

NOTES:
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TABLE I: CONNECTOR DIMENSIONS
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947-106
Quick Disconnect, Swivel Lanyard

MIL-DTL-5015 Type




