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Custodia per connettori volanti
Backshell for plug connectors

Backshell with rotating clamp nut for terminating
shielded cable with a “braid trap” nut and heat
shrink tubing.

Custodia ispezionabile per guaina
termorestrigente e raccolta di calza schermo.

IT 37264 - XX

Codice Commital Dim. guscio Filetto A ØB Fil. C ØD ØE Ch. J L L1
Commital P/N Shell size A thread min. C thread ±0.2 ±0.2 J key Max. Max.
IT 37264-10SL    10 SL 0.6250 - 24UNEF  8.5 M16 x 1 18.5 22.0 20 35 13.5
IT 37264-14S   14 S 0.7500 - 20UNEF 12.0 M20 x 1 22.3 25.0 23 35 13.5
IT 37264-16S   16 S 0.8750 - 20UNEF 14.5 M23 x 1 25.3 28.0 26 35 14.6
IT 37264-16S 16 0.8750 - 20UNEF 14.5 M23 x 1 25.3 28.0 26 40 14.6
IT 37264-18 18 1.0000 - 20UNEF 17.5 M26 x 1 28.0 30.0 28 40 14.6
IT 37264-20 20 1.1250 - 18UNEF 19.5 M30 x 1 32.3 34.5 32 40 14.6
IT 37264-22 22 1.2500 - 18UNEF 22.0 M32 x 1 34.3 38.0 36 40 14.6
IT 37264-24 24 1.3750 - 18UNEF 25.0 M36 x 1 38.3 41.0 39 40 14.6
IT 37264-28 28 1.6250 - 18UNEF 29.0 M39 x 1 41.2 48.0 46 40 14.6
IT 37264-32 32 1.8750 - 16UN 34.0 M45 x 1 48.3 54.0 52 43 14.6
IT 37264-36 36 2.0625 - 16UN 38.5 M52 x 1 55.0 61.0 58 43 15.5
IT 37264-40 40 2.3125 - 16UN 48.0 M59 x 1 62.0 68.0 65 45 15.5
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