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Dimensions in Inches (millimeters) are subject to change without notice.
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Stainless steel pneumatic contacts attach to 3/32 inch (2.38) diameter tubing. Socket 
contact has o-ring and PTFE backup washers. Contacts snap into size #12 connector 
cavities. Ideal for pitot tube connections, these pneumatic contacts are rated for 100 PSI 
maximum air pressure.  No installation tool is required. Remove contacts with plastic 
extraction tool 809-132.

Contact Type Tube I.D. Part Number
Pin .094 (2.38) 857-011
Socket .094 (2.38) 857-010

#12 Pin Contact

Blind mate panel mount connector with 
pneumatic size #12 contacts

#12 Socket Contact

.289/.280
(7.34/7.11) .85 (21.6)

.033/.029
(.83/.74)

Ø.160 (4.06) MAX
Ø.182/.179 
(4.62/4.54)

Ø.151/.148
(3.84/3.76)

Ø.086/.084
(2.18/2.13)

Ø.135/.132
(3.43/3.35)

.300/.295
(7.62/7.49)

.095/.093
(2.41/2.36)

.300/.295
(7.62/7.49)

.050
(1.27)

Ø.079/.079
(2.00)

.033/.029
(0.83/0.74)

Ø.182/.179 
(4.62/4.54)

Ø.151/.148
(3.84/3.76) Ø.135/.132

(3.43/3.35)

.85 (21.6)

Material and Finish
Body and Cap: stainless steel, passivated
O-ring: fluorosilicone
Washers: PTFE

Size 12 Pneumatic Contacts

Size #12 Pneumatic Contacts

857-011 Pin Contact

857-010 Socket Contact


