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Part Number MWEB2L-184NS4BS3

Straddle Mount
Card-Edge Connector

MWEB-184S

2.775 ± .005
(70.49 ± 0.13)

.277/.263
(7.04/6.68)

.091/.098 
(2.31/2.49)

DIA 3 PLACES

.465 (11.81) 
MAX

.190 (4.83)
DIA 3 PLACES

.260/.240
(6.60/6.10) 

.070
(1.78)

FOR 1/16" 
THICK PC 
BOARD

.030 (0.76) 
MAX

.100 (2.54) MIN 
SOLDER

.200 ± .020
(5.08 ± .51) MIN

.091/.098 
(2.31/2.49)

DIA 3 PLACES 2.775 (70.49)

5.550 (140.97)

.275 (6.99)

45 EQUAL SPACES 
AT .050 (1.27)

(TYP)
.020/.032 (0.51/0.81)

45 EQUAL SPACES 
AT .050 (1.27)

(TYP)

.250 (6.35) MIN

.275 
(6.99) .275 

(6.99)

.128 (3.25) MAX

PATTERN SHOWN IS THE SAME 
ON BOTH SIDES OF PC BOARD

5.800 ± .015
(147.32 ± 0.38)

5.550 (140.97)

5.33 (135.38) 
MAX

.191

.265 
(6.73) 
MAX.

PIN # A1

PIN # B1
PIN # B92

PIN # A92 .050 (1.27) 
TYP.

.050 (1.27) 

MWEB-184S Straddle Mount Cardedge Connector
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