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AS85049 

B

AS85049/26-2
Backshell Crimp Ring

APPLICATION NOTES

1. Assembly identified with manufacturer’s name and part number, space permitting.
2. Crimp tool shall be the Thomas and Betts Installing Head catalog number 13640 or equivalent (see Table I).
3. The installing dies (Thomas and Betts Cat. No.--See Table I) shall be used with the Thomas and Betts Installing head Catalog Number 

13640 or an equivalent tool.
4. Material/Finish: Copper/Tin Plate.
5. Metric dimensions (mm) are in parentheses.

TABLE I: Shell Size, Thread, Cable Entry and Dimensions

Dash

No.

Color

Code

A

Dia

Min         Max

B

Dia

Min          Max

L Dim

± ±.020 (0.5)
For Use with

AS85049/26-1

For Use with

AS85049/20

For Use with

AS85049/33-2

Installing

Die Cat. No.

(See Note 2)

8 GREEN .400  (10.2) .410  (10.4) .448  (11.4) .458  (11.6) .250     (6.4) -3 & -8 -9 -8 GS405
10 RED .585  (14.9) .595  (15.1) .660  (16.8) .680  (17.3) .440   (11.2) -10 -11 -10 GS590
12 RED .585  (14.9) .595  (15.1) .660  (16.8) .680  (17.3) .440   (11.2) -12 -11 -10 GS590
14 BLUE .705  (17.9) .715  (18.2) .780  (19.8) .800  (20.3) .440   (11.2) -14 -15 -14 GS710
16 GREY .835  (21.2) .845  (21.5) .910  (23.1) .930  (23.6) .440   (11.2) -16 -17 -16 GS840
18 BROWN 1.005  (25.5) 1.015  (25.8) 1.080  (27.4) 1.100  (27.9) .440   (11.2) -18 -19 -18 GS1010
20 GREEN 1.125  (28.6) 1.135  (28.8) 1.200  (30.5) 1.220  (31.0) .440   (11.2) -20 -21 -20 GS1130
22 PINK 1.245  (31.6) 1.255  (31.9) 1.320  (33.5) 1.340  (34.0) .440   (11.2) -22 -23 -22 GS1250
24 ORANGE 1.327  (33.7) 1.337  (34.0) 1.402  (35.6) 1.422  (36.1) .440   (11.2) -24 -25 -24 GS1332
28 RED 1.665  (42.3) 1.675  (42.5) 1.740  (44.2) 1.760  (44.7) .440   (11.2) -28 GS1670
32 GREY 1.915  (48.6) 1.925  (48.9) 1.990  (50.5) 2.010  (51.4) .440   (11.2) -32 GS1920
36 GREEN 2.165  (55.0) 2.175  (55.2) 2.240  (56.9) 2.260  (57.4) .440   (11.2) -36 GS2170
40 ORANGE 2.415  (61.3) 2.425  (61.6) 2.490  (63.2) 2.510  (63.8) .440   (11.2) -40 GS2420
44 YELLOW 2.665  (67.7) 2.675  (67.9) 2.740  (69.6) 2.760  (70.1) .440   (11.2) -44 GS2670
48 BLUE 2.915  (74.0) 2.925  (74.3) 2.990  (75.9) 3.010  (76.5) .440   (11.2) -48 GS2920
61 PURPLE 1.435  (36.4) 1.445  (36.7) 1.510  (38.4) 1.530  (38.9) .440   (11.2) -61 GS1440
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