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M28840/4
Metal Core Conduit

Military
Designator

M28840/4 12 A C

Type	Designator
A - Plain
B - Insulator Jacket

Material	Type
C - Brass
E - Nickel-Iron Conduit

Conduit	Size

Size
Nominal Conduit 
Inside Diameter

A Diameter
Over Shield
± .010 (0.25)

L
B Diameter Max Over 

Jacket

03 .375 (9.52) .525 (13.34)

50 ft.
Max.

.688 (17.47)

04 .500 (12.70) .650 (16.51) .812 (20.62)

05 .625 (15.87) .765 (19.43) .937 (23.79)

06 .750 (19.05) .925 (23.50) 1.078 (27.38)

08 1.00 (25.40) 1.210 (30.73) 1.437 (36.49)

10 1.25 (31.75) 1.455 (36.96) 1.695 (43.05)

12 1.500 (38.10) 1.725 (43.82) 1.956 (49.68)

16 2.000 (50.80) 2.200 (55.88) 2.469 (62.71)

Order Length

50 Ft. Max.

Conduit

Braid

Neoprene Jacket

A Dia
Nominal
Conduit

I.D.


