
RECTANGULAR ACC.

MIL-DTL-83733 MIL-DTL-24308

 M85049/28
(M83733/15)
 M85049/44
(M83733/16)

M85049/48
M85049/50

Miltary
Connector

Specification
36

Non-Environ.
Strain Relief 
Backshells

37
Environmental

Backshells

38
EMI/RFI Non-Environ.

Backshells

39
EMI/RFI Environmental

Backshells

44
Crimp Ring
Backshells

44
Banding

Backshells

45
Qwik-Ty

Strain Reliefs 
62

Strain Reliefs
68

Mounting
Flanges

and Gaskets Non-Self-Locking Self-Locking  Non-Self-Locking Self-Locking

MIL-DTL-5015
Series MS3100

Solder

For use with MS “V” Thread 
General Duty "A" End Bell 
M85049/1 (MS3057B) Str. 
M85049/2 (MS3057C) Str.

For use with MS “V” Thread 
General Duty "A" End Bell 
M85049/41 (MS3057A) Str. 
M85049/42 (MS3057D) Str.

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-5015
Series MS3400

Crimp

M85049/11 (MS3437B) Str.
M85049/7 (MS3189B) 45°
M85049/9 (MS3188B) 90°

M85049/25 (MS3437C) Str.
M85049/23 (MS3189C) 45°
M85049/24 (MS3188C) 90°

M85049/10 (MS3437A) Str.
M85049/6 (MS3189A) 45°
M85049/8 (MS3188A) 90°

M85049/26-1 Str.
(MS3419) Str.
M85049/26-2 Ring
(MS3161) Ring
M85049/26-3 Str.

M85049/82 Str.
M85049/82N Str.
M85049/83 45°
M85049/83N 45°
M85049/84 90°
M85049/84N 90°

No Ground Lug
M85049/53 (MS3152) Str.
M85049/54 (MS3153) 45°
M85049/55 (MS3154) 90°
With Ground Lug
M85049/55G 90°

No Ground Lug
M85049/55S 90°
With Ground Lug
M85049/55T 90°
M85049/55H 90°

M85049/52-1 (MS3417) Str.
(MS83723/15S) Str.
M85049/118 Str.
M85049/43 (MS3415) 45°
M85049/51-1 (MS3418) 90°
(MS83723/15A) 90°
M85049/120 90°

M85049/52S Str.
M85049/118S Str.
M85049/43S 45°
M85049/51S 90°
M85049/120S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-22992
Classes C, J & R

M85049/3 Str.
M85049/4 Str.
M85049/5 Str.

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-26482
Series I

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-26482
Series II

M85049/11 (MS3437B) Str.
M85049/7 (MS3189B) 45°
M85049/9 (MS3188B) 90°

M85049/25 (MS3437C) Str.
M85049/23 (MS3189C) 45°
M85049/24 (MS3188C) 90°

M85049/10 (MS3437A) Str.
M85049/6 (MS3189A) 45°
M85049/8 (MS3188A) 90°

M85049/26-1 Str.
(MS3419) Str.
M85049/26-2 Ring
(MS3161) Ring
M85049/26-3 Str.

M85049/82 Str.
M85049/82N Str.
M85049/83 45°
M85049/83N 45°
M85049/84 90°
M85049/84N 90°

No Ground Lug
M85049/53 (MS3152) Str.
M85049/54 (MS3153) 45°
M85049/55 (MS3154) 90°
With Ground Lug
M85049/55G 90°

No Ground Lug
M85049/55S 90°
With Ground Lug
M85049/55T 90°
M85049/55H 90°

M85049/52-1 (MS3417) Str.
(MS83723/15S) Str.
M85049/118 Str.
M85049/43 (MS3415) 45°
M85049/51-1 (MS3418) 90°
(MS83723/15A) 90°
M85049/120 90°

M85049/52S Str.
M85049/118S Str.
M85049/43S 45°
M85049/51S 90°
M85049/120S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-26500
MS27291 Str.
MS27558 90°
MS27559 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-27599 M85049/29 Str.
(M38999/6)

M85049/36 (M38999/7) Str.
M85049/37 (M38999/8) 90°

M85049/85 Str.
M85049/85N Str.
M85049/86 45°
M85049/86N 45°
M85049/87 90°
M85049/87N 90°

M85049/56 (MS27668) Str.
M85049/57 (MS27669) 45°
M85049/63 (MS27670) 90°

No Ground Lug
M85049/57S 45°
M85049/63S 90°
With Ground Lug
M85049/57G 45°
M85049/57H 45°
M85049/63G 90°
M85049/63H 90°

M85049/45 (MS27663-1) Str.
M85049/49-2 (MS27506) Str.
M85049/121 Str.
M85049/46 (MS27663-2) 90°
M85049/47 (MS27507) 90°
M85049/123 90°

M85049/49-2S Str.
M85049/121S Str.
M85049/47S 90°
M85049/123S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-28840
M28840/6 B Str.
M28840/9 B 45°
M28840/8 B 90° 

M28840/6 A Str.
M28840/8 A 90°
M28840/9 A 45°

M28840/1 Str.
M28840/3 45°
M28840/2 90°

M28840/24 Gasket

MIL-DTL-38999
Series I

M85049/29 Str.
(M38999/6)

M85049/36 (M38999/7) Str.
M85049/37 (M38999/8) 90°

M85049/17 (M38999/5) Str.
M85049/76 90°
M85049/77 45°

M85049/33-2 Str.
(M38999/3) Str.
M85049/26-2 Ring
(MS3161) Ring

M85049/85 Str.
M85049/85N Str.
M85049/86 45°
M85049/86N 45°
M85049/87 90°
M85049/87N 90°

M85049/56 (MS27668) Str.
M85049/57 (MS27669) 45°
M85049/63 (MS27670) 90°

No Ground Lug
M85049/57S 45°
M85049/63S 90°
With Ground Lug
M85049/57G 45°
M85049/57H 45°
M85049/63G 90°
M85049/63H 90°

M85049/45 (MS27663-1) Str.
M85049/49-2 (MS27506) Str.
M85049/121 Str.
M85049/46 (MS27663-2) 90°
M85049/47 (MS27507) 90°
M85049/123 90°

M85049/49-2S Str.
M85049/121S Str.
M85049/47S 90°
M85049/123S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-38999
Series II

M85049/29 Str.
(M38999/6)

M85049/36 (M38999/7) Str.
M85049/37 (M38999/8) 90°

M85049/17 (M38999/5) Str.
M85049/76 90°
M85049/77 45°

M85049/33-2 Str.
(M38999/3) Str.
M85049/26-2 Ring
(MS3161) Ring

M85049/85 Str.
M85049/85N Str.
M85049/86 45°
M85049/86N 45°
M85049/87 90°
M85049/87N 90°

M85049/56 (MS27668) Str.
M85049/57 (MS27669) 45°
M85049/63 (MS27670) 90°

No Ground Lug
M85049/57S 45°
M85049/63S 90°
With Ground Lug
M85049/57G 45°
M85049/57H 45°
M85049/63G 90°
M85049/63H 90°

M85049/45 (MS27663-1) Str.
M85049/49-2 (MS27506) Str.
M85049/121 Str.
M85049/46 (MS27663-2) 90°
M85049/47 (MS27507) 90°
M85049/123 90°

M85049/49-2S Str.
M85049/121S Str.
M85049/47S 90°
M85049/123S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-38999
Series III M85049/21 Str. M85049/19 Str.

M85049/18 Str.
M85049/78 45°
M85049/79 90°

M85049/20 Str.

M85049/88 Str.
M85049/88N Str.
M85049/89 45°
M85049/89N 45°
M85049/90 90°
M85049/90N 90°

M85049/15- 45°
M85049/16- 90°

No Ground Lug
M85049/15S 45°
M85049/16S 90°
With Ground Lug
M85049/15G 45°
M85049/15H 45°
M85049/16G 90°
M85049/16H 90°

M85049/38 Str.
M85049/124 Str.
M85049/39 90°
M85049/126 90°

M85049/38S Str.
M85049/91 Str.
M85049/124S Str.
M85049/39S 90°
M80549/92 90°
M85049/126S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-38999
Series IV M85049/21 Str. M85049/19 Str.

M85049/18 Str.
M85049/78 45°
M85049/79 90°

M85049/20 Str.

M85049/88 Str.
M85049/88N Str.
M85049/89 45°
M85049/89N 45°
M85049/90 90°
M85049/90N 90°

M85049/15- 45°
M85049/16- 90°

No Ground Lug
M85049/15S 45°
M85049/16S 90°
With Ground Lug
M85049/15G 45°
M85049/15H 45°
M85049/16G 90°
M85049/16H 90°

M85049/38 Str.
M85049/124 Str.
M85049/39 90°
M85049/126 90°

M85049/38S Str.
M85049/91 Str.
M85049/124S Str.
M85049/39S 90°
M80549/92 90°
M85049/126S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-81511
Series I M81511/14 Str. M81511/14 Str. M81511/13 Str.

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-81511
Series II M81511/14 Str. M81511/14 Str. M81511/13 Str.

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-81511
Series III M81511/14 Str. M81511/14 Str. M81511/13 Str.

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-81511
Series IV M81511/14 Str. M81511/14 Str. M81511/13 Str.

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

SAE-AS81703
Crimp

Series III

M85049/11 (MS3437B) Str.
M85049/7 (MS3189B) 45°
M85049/9 (MS3188B) 90°

M85049/25 (MS3437C) Str.
M85049/23 (MS3189C) 45°
M85049/24 (MS3188C) 90°

M85049/10 (MS3437A) Str.
M85049/6 (MS3189A) 45°
M85049/8 (MS3188A) 90°

M85049/26-1 Str.
(MS3419) Str.
M85049/26-2 Ring
(MS3161) Ring
M85049/26-3 Str.

M85049/82 Str.
M85049/82N Str.
M85049/83 45°
M85049/83N 45°
M85049/84 90°
M85049/84N 90°

No Ground Lug
M85049/53 (MS3152) Str.
M85049/54 (MS3153) 45°
M85049/55 (MS3154) 90°
With Ground Lug
M85049/55G 90°

No Ground Lug
M85049/55S 90°
With Ground Lug
M85049/55T 90°
M85049/55H 90°

M85049/52-1 (MS3417) Str.
(MS83723/15S) Str.
M85049/118 Str.
M85049/43 (MS3415) 45°
M85049/51-1 (MS3418) 90°
(MS83723/15A) 90°
M85049/120 90°

M85049/52S Str.
M85049/118S Str.
M85049/43S 45°
M85049/51S 90°
M85049/120S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-83723
Series I

M85049/11 (MS3437B) Str.
M85049/7 (MS3189B) 45°
M85049/9 (MS3188B) 90°

M85049/25 (MS3437C) Str.
M85049/23 (MS3189C) 45°
M85049/24 (MS3188C) 90°

M85049/10 (MS3437A) Str.
M85049/6 (MS3189A) 45°
M85049/8 (MS3188A) 90°

M85049/26-1 Str.
(MS3419) Str.
M85049/26-2 Ring
(MS3161) Ring
M85049/26-3 Str.

M85049/82 Str.
M85049/82N Str.
M85049/83 45°
M85049/83N 45°
M85049/84 90°
M85049/84N 90°

No Ground Lug
M85049/53 (MS3152) Str.
M85049/54 (MS3153) 45°
M85049/55 (MS3154) 90°
With Ground Lug
M85049/55G 90°

No Ground Lug
M85049/55S 90°
With Ground Lug
M85049/55T 90°
M85049/55H 90°

M85049/52-1 (MS3417) Str.
(MS83723/15S) Str.
M85049/118 Str.
M85049/43 (MS3415) 45°
M85049/51-1 (MS3418) 90°
(MS83723/15A) 90°
M85049/120 90°

M85049/52S Str.
M85049/118S Str.
M85049/43S 45°
M85049/51S 90°
M85049/120S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-83723
Series II

M83723/35S Str.
M83723/35A 90°

M83723/50 R Str.
M83723/50 B 45°
M83723/50 A 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

MIL-DTL-83723
Series III

M85049/11 (MS3437B) Str.
M85049/7 (MS3189B) 45°
M85049/9 (MS3188B) 90°

M85049/25 (MS3437C) Str.
M85049/23 (MS3189C) 45°
M85049/24 (MS3188C) 90°

M85049/10 (MS3437A) Str.
M85049/6 (MS3189A) 45°
M85049/8 (MS3188A) 90°

M85049/26-1 Str.
(MS3419) Str.
M85049/26-2 Ring
(MS3161) Ring
M85049/26-3 Str.

M85049/82 Str.
M85049/82N Str.
M85049/83 45°
M85049/83N 45°
M85049/84 90°
M85049/84N 90°

No Ground Lug
M85049/53 (MS3152) Str.
M85049/54 (MS3153) 45°
M85049/55 (MS3154) 90°
With Ground Lug
M85049/55G 90°

No Ground Lug
M85049/55S 90°
With Ground Lug
M85049/55T 90°
M85049/55H 90°

M85049/52-1 (MS3417) Str.
(MS83723/15S) Str.
M85049/118 Str.
M85049/43 (MS3415) 45°
M85049/51-1 (MS3418) 90°
(MS83723/15A) 90°
M85049/120 90°

M85049/52S Str.
M85049/118S Str.
M85049/43S 45°
M85049/51S 90°
M85049/120S 90°

M85049/94 Full
M85049/95 3/4
M85049/96 1/4
(M85528/1) Full
(M85528/2) 3/4
(M85528/3) 1/4

Miltary
Connector

Specification

39
EMI/RFI Environmental

Backshells

62
Strain Reliefs

Non-Self-Locking

70-74
Conduit Adapters 

and Fittings
MS “V” Thread

General Duty “A”
End Bell

M85049/1 (MS3057B) Str. M85049/2 
(MS3057C) Str.

M85049/41 (MS3057A) Str. 
M85049/42 (MS3057D) Str. M24758/9

Miltary
Connector

Specification

32 / 68
Special Purpose 

Adapters

MIL-DTL-83538/4 M83538/9S Str.

Miltary
Connector

Specification

37
Environmental

Backshells

62
Strain Reliefs

Non-Self-Locking

MIL-DTL-83733 M85049/28 (M83733/15) M85049/44 (M83733/16) Str.

COMPOSITE THERMOPLASTIC BACKSHELLS AND ACCESSORIES

Miltary
Connector

Specification Three-Finger 
Strain Relief

Banding 
Adapters

Cable Clamp 
Strain Relief

Dust Caps Dummy 
Stowage

ReceptaclesPlug Receptacle

MIL-DTL-38999
Series I, II, III, IV

M85049/45
M85049/46

M85049/88
M85049/89
M85049/90

M85049/91
M85049/92

M38999/32
Series III Only

M38999/33
Series III Only D38999/22

Miltary
Connector

Specification
31

Shrink Boot Adapters

319
Shield-Sock Backshells

32 / 68
Special Purpose 

AdaptersNon-Self-Locking Self-Locking

MIL-DTL-5015
Series MS3400 Crimp

M85049/60-1 (MS3158) Str.
M85049/60-2 (MS3416) Str.

M85049/109 Str.
M85049/111 90°

M85049/109S Str.
M85049/111S 90°

MIL-DTL-22992
Classes C, J & R M85049/59 Str.

MIL-DTL-26482
Series I

M85049/34 Str. 
(For use with MS3114 
and MS3124)

MIL-DTL-26482
Series II

M85049/60-1 (MS3158) Str.
M85049/60-2 (MS3416) Str.

M85049/109 Str.
M85049/111 90°

M85049/109S Str.
M85049/111S 90°

MIL-DTL-27599 M85049/62 (M38999/2) Str. M85049/112 Str.
M85049/114 90°

M85049/112S Str.
M85049/114S 90° M85049/33-1 Str.

MIL-DTL-38999
Series I M85049/62 (M38999/2) Str. M85049/112 Str.

M85049/114 90°
M85049/112S Str.
M85049/114S 90° M85049/33-1 Str.

MIL-DTL-38999
Series II M85049/62 (M38999/2) Str. M85049/112 Str.

M85049/114 90°
M85049/112S Str.
M85049/114S 90° M85049/33-1 Str.

MIL-DTL-38999
Series III M85049/69 Str. M85049/115 Str.

M85049/117 90°

M85049/103 Str.*
M85049/104 45°*
M85049/105 90°*
M85049/115S Str.
M85049/117S 90°

MIL-DTL-38999
Series IV M85049/69 Str. M85049/115 Str.

M85049/117 90°

M85049/103 Str.*
M85049/104 45°*
M85049/105 90°*
M85049/115S Str.
M85049/117S 90°

SAE-AS81703
Crimp Series III

M85049/60-1 (MS3158) Str.
M85049/60-2 (MS3416) Str.

M85049/109 Str.
M85049/111 90°

M85049/109S Str.
M85049/111S 90°

MIL-DTL-83723
Series I

M85049/60-1 (MS3158) Str.
M85049/60-2 (MS3416) Str.

M85049/109 Str.
M85049/111 90°

M85049/109S Str.
M85049/111S 90°

MIL-DTL-83723
Series II M83723/27M Str.

MIL-DTL-83723
Series III

M85049/60-1 (MS3158) Str.
M85049/60-2 (MS3416) Str.

M85049/109 Str.
M85049/111 90°

M85049/109S Str.
M85049/111S 90°

Receptacle Adapter
for Cl's A, G, R & W
M837273/70 Str.

Miltary
Connector

Specification

40
Tag Ring

Backshells

MIL-DTL-38999
Series I M85049/30 Str.

MIL-DTL-38999
Series II M85049/30 Str.

Miltary
Accessory
Specification 77

Shrink Boots

M85049/140
M85049/141

770-001 S  Str.
770-001 A  90°

Miltary
Connector

Specification
60 Connector 

Wrenches
60 Connector 

Sockets

61
“E” Nuts

 Non-Self-Locking Self-Locking

MIL-DTL-5015
Series MS3100

Solder
MS3480 TG38* 600B005*

MIL-DTL-5015
Series MS3400

Crimp
MS3480 TG38* 600B005*

M85049/31
(MS3416)
(MS85723/15N)

M85049/31S

MIL-DTL-22992
Classes C, J & R TG47* 600C005*

MIL-DTL-26482
Series I MS3481 TG39* 600D005*

MIL-DTL-26482
Series II MS3481 TG39* 600D005*

M85049/31
(MS3416)
(MS85723/15N)

M85049/31S

MIL-DTL-26500 TG37* 600E005*

MIL-DTL-27599 TG60* 600F005* M85049/27 (M38999/1) M85049/27S

MIL-DTL-28840 600G005* M28840/23

MIL-DTL-38999
Series I TG60* 600F005* M85049/27 (M38999/1) M85049/27S

MIL-DTL-38999
Series II TG48* 600FF005* M85049/27 (M38999/1) M85049/27S

MIL-DTL-38999
Series III TG90* 600H005* M80549/14- M80549/14S

MIL-DTL-38999
Series IV 600HH005* M80549/14- M80549/14S

MIL-DTL-81511
Series I MS3482 TG61* 600J005 M81511/16

MIL-DTL-81511
Series II TG52* 600J005* M81511/16

MIL-DTL-81511
Series III MS3482 TG61* 600J005* M81511/16

MIL-DTL-81511
Series IV TG52* 600J005* M81511/16

SAE-AS81703
Crimp

Series III

M85049/31
(MS3416)
(MS85723/15N)

M85049/31S

MIL-DTL-83723
Series I MS3481 TG39* 600D005*

M85049/31
(MS3416)
(MS85723/15N)

M85049/31S

MIL-DTL-83723
Series II MS3480 TG38* 600B005* M83723/35N

MIL-DTL-83723
Series III TG37* 600E005*

M85049/31
(MS3416)
(MS85723/15N)

M85049/31S

Miltary
Connector

Specification
65

Dummy 
Stowage 

Receptacles

66
Protective Plug 

Covers

66
Protective 

Receptacle Covers
68

Jam Nuts

30/68
Potting

Boots/Rings

MIL-DTL-5015
Series MS3100

Solder
MS3105 MS25042 MS25043

MIL-DTL-5015
Series MS3400

Crimp
MS3105 MS25042 MS25043 MS3186

MIL-DTL-22992
Classes C, J & R MS17350 MS90564 MS17349 MS90563

MIL-DTL-26482 Series I MS3115 MS3180 MS3181 MS3186

MIL-DTL-26482 Series II MS3115 MS3180 MS3181 MS3186

MIL-DTL-26500

Threaded
M83723/61-1 
(MS27296)
Bayonet
M83723/61-2 
(MS27297)

Threaded
M83723/59-1 
(MS27292)
Bayonet
M83723/59-2 
(MS27293

Threaded
M83723/60-1 
(MS27294)
Bayonet
M83723/60-2 
(MS27295)

MS3186

MIL-DTL-27599 MS3186 M85049/74
M85049/61

MIL-DTL-28840 M28840/7 M28840/15 M28840/13 MS3186

MIL-DTL-38999
Series I M38999/9 MS27501 MS27502 MS3186

M85049/75
M85049/58 
(MS27458)

MIL-DTL-38999
Series II M38999/10 MS27510 MS27511 MS3186

M85049/75
M85049/58 
(MS27458)

MIL-DTL-38999 Series III D38999/22 D38999/32 Threaded D38999/33 Threaded D38999/28

MIL-DTL-38999 Series IV D38999/50 D38999/28

MIL-DTL-81511 Series I M81511/30 M81511/29 M81511/18 M81511/20

MIL-DTL-81511 Series II M81511/19 M81511/17 M81511/18 M81511/20

MIL-DTL-81511 Series III M81511/20

MIL-DTL-81511 Series IV M81511/20

SAE-AS81703
Crimp Series III MS3186

MIL-DTL-83723 Series I MS3186

MIL-DTL-83723
Series III

Threaded
M83723/61-1 
(MS27296)
Bayonet
M83723/61-2 
(MS27297)

Threaded
M83723/59-1 
(MS27292)
Bayonet
M83723/59-2 
(MS27293

Threaded
M83723/60-1 
(MS27294)
Bayonet
M83723/60-2 
(MS27295)

MS3186

Miltary
Connector

Specification

70 - 74
MIL-PRF-24758A
Conduit Fittings

MIL-DTL-5015
Series MS3100

Solder
M24758-9
(M24758/9)*

MIL-DTL-5015
Series MS3400

Crimp
M24758-13
(M24758/13)*

MIL-DTL-26482
Series I

M24758-12
(M24758/12)*

MIL-DTL-26482
Series II

M24758-13
(M24758/13)*

MIL-DTL-28840

M24758-14 Str.
(M24758/14 Str.)*
M28840/5 Str.
M28840/25 90°
M28840/27 45°
M28840/30 Coupling

SAE-AS81703
Crimp Series III

M24758-13
(M24758/13)*

MIL-DTL-83723
Series I

M24758-13
(M24758/13)*

MIL-DTL-83723
Series III

M24758-13
(M24758/13)*

* Superseeded MIL-C-24758: not suitable for new design

OTHER MIL-SPEC QUALIFED ACCESSORIES

Shield 
Terminations
(TAG Rings)

Rubber
Bushings

Bushing
Strip

Banding
Split-Rings

Band-It
Band

Sealing
Plugs

MS27441 MS3420 AS85049/127 M85049/93 M85049/128 M85049/80
M85049/81

AS85049/GLENAIR FINISH CODE CROSS-REFERENCE

AS85049 
Finish Code Material, Finish

Recommended 
Glenair Accessory 

Finish Code
A Aluminum, Black Anodize* C
B Stainless Steel, Cadmium Plated, Black ZU
G Aluminum, Electroless Nickel Plated (Space) M
J Composite, Cadmium Plated, Olive Drab XW
L Composite, Cadmium Plated, Olive Drab(1) XX
M Composite, Electroless Nickel Plated* XM
N Aluminum, Electroless Nickel Plated* M
P Aluminum, Cadmium Plated, Olive Drab(1) NFP
W Aluminum, Cadmium Plated, Olive Drab NF
T Composite, Unplated* XO
X Aluminum, 1000 Hour GreyTM Nickel PTFE* MT
Y Aluminum, AlumiPlateSM (Electrodeposited Aluminum)* AL
Z Aluminum, Zinc Nickel (Black)* ZNU
S Stainless Steel, Passivate* Z1

(1) Selective plated with polysulfide barrier       * RoHS Compliant Plating
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Miltary
Connector

Specification

Jackpost

Hex Head 
Jackscrew 
Low Profile

Slot Head 
Jackscrew 
Low Profile

Hex Head 
Jackscrew 
Extended

Slot Head 
Jackscrew 
Extended

MIL-DTL-83513/05 M83513/05-07*
M83513/05-17†

M83513/05-02*
M83513/05-12†

M83513/05-05*
M83513/05-15†

M83513/05-03*
M83513/05-13†

M83513/05-06*
M83513/05-16†

* 9-69 Contacts      † Size 100 Only

GLENAIR, INC.
1211 AIR WAY

GLENDALE, CA
 91201-2497

TEL: 818-247-6000
FAX: 818-500-9912
sales@glenair.com
www.glenair.com

A World Of 
Interconnect Solutions

* Glenair commercial part number

* Denotes composite thermoplastic parts


