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Special Protective Receptacle Cover and Dummy Plug
for MIL-DTL-38999 Series II and  Type BNC RF Coax Connectors

Mates with MIL-DTL-39012 BNC RF Coax Connectors

      

3.00 ±.250
(76.2 ± 13.2)
Attachment
Length

1.750
(44.5)
Max

Mates with
MIL-DTL-38999
Series II
Shell Size 24
Connector

1.180 (30.0) Max

.382 (9.7)
Max

Mates with
MIL-DTL-39012 (BNC)
Coax Connector
MIL-DTL-39012/16 Ref.

Attachment Type
Table I, Page 3

Basic
Number

Finish
(SeeTable II)

667-127 NF - R 6 - 01

Attachment
Length

(In Inches)

Material and Finishes:
Gaskets – Silicone or neoprene/N.A.
Attachments – See page 3
Covers – Aluminum alloy, brass, stainless steel/See Table II below for 
finishes
Crimp Rings and Eyelets – CRES/passivate

Composite and other materials and finishes available.  
Please consult factory

Table II: Materials and Finishes
Code Material Finish

M
Aluminum Alloy

6061-T6

Electroless Nickel

MT Nickel Fluoropolymer

NF Cadmium, Olive Drab

ZR Zinc-Nickel, Black

Z1 303 Stainless Steel Passivate

BM
Brass

Brass - Electroless Nickel

WB White Bronze (Non-Magnetic)

Eyelet / Ring  
Type and Size

(See Tables III, IV  
and V, page 3)

SPLIT RING - Style C
L Dia. 
Table V 
Page 3

B Dia. 
Table IV 
Page 3

SOLID RING - Style A


