








Series 891 Nanominiature TwistPin Connectors

Dual Row Metal Shell With Insulated Wire
891-001 & 891-002
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Series 891 Dual Row Metal Shell Dimensions

891-001 Pin Connectors 891-002 Socket Connectors
2X #0-80 UNF-2A 2X #0-80 UNF-2B
.050 HEX DRIVE A .090 MIN. DEEP. A
J_F\&F}’(ESCREW B (TYPET) B
(TYPE J) \ .ozT (0.51) 0575 (1.46) .020j(0.51)
l A\ (000060000000 & l W\\rﬂ ‘
® [oooooooooooo ‘ *F \ Q\Qoooooooooo}t@frﬂ
05;5 (1.46) ——|=-025 (0.64) TYP~..040 (1.02) ’ k .025 (0.64) TYP .040 (1.02)
' ' —~I=-0125(0.32) TYP PIN 1 125 .0125(0.32) TYP
(3.18) SOCKET 1 c 042/.037
e ¢ 10,
i i .110+.003
= S = } 225 ($5.72) \Q[Hli ${2.7940.08)
210 (5.33) l f
b ¢
.080
ﬁ (2.03)
090 MIN. THREAD | JACKSCREW
(TYPET) (TYPE J)
Layout A B BSC CcBSsC Layout A B BSC CBSC
9P 500(12.70) 395 (10.03) 284 (7.21) 98 500 (12.70) 395 (10.03)  .285(7.24)
15P 650 (16.51) 545 (13.84) 434 (11.02) 158 650 (16.51)  .545(13.84)  .435(11.05)
21P 800(20.32) 695 (17.65)  .584 (14.83) 218 800(20.32)  .695(17.65)  .585 (14.86)
25P 900 (22.86)  .795(20.19)  .684 (17.37) 258 900 (22.86)  .795(20.19)  .685 (17.40)
31P 1.050 (26.67)  .945(24.00) 834 (21.18) 318 1050 (26.67)  .945(24.00)  .835(21.21)
37P 1.200 (30.48)  1.095 (27.814  .984 (24.99) 378 1.200 (30.48)  1.095 (27.814 .985 (25.02)
51P 1550 (39.37)  1.445(36.70)  1.334 (33.88) 518 1550 (39.37)  1.445(36.70)  1.335(33.91)
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s Series 891 Nanominiature TwistPin Connectors
Dual Row Metal Shell With Uninsulated Wire
enazn 891-003 & 891-004

How To Order Series 891 Connectors with Uninsulated Solid Copper Wire

Insert Wire
Arrangement/ Wire Color
Series Contact Type Shell Matl/Finish  Gauge Wire Type Code Wire length Hardware
891-003 Plugs A1 0 D 3 Wire Length in J
Plug, Metal Shell, Dual (891-003) Aluminum Shell #30ANG | SolidCopper | Gold-Plated |  Milli-inches | Jackscrew,
Row, Pin Contacts 9P Cadmium Plating 9 Wire, Uninsulated (Example: *.500" for #0-80
15pP A2 432 ANG 112 inch leads) Threads
21P Aluminum Shell,
25P Electroless Nickel
31P Plating
37P T
51P Titanium Shell, T
Unplated Female
Thread
Receptacles S
(891-004) Stainless Steel Shell, |
891-004 9S Passivated l‘.‘@
Receptacle, Metal e
Shell, Dual Row, Socket 158
Contacts 218
“ 258
318
378
518
Part Number Example
891-003 — 9P A1 —0 D 3 — .500 J
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Series 891 Nanominiature TwistPin Connectors

Dual Row Metal Shell With Uninsulated Wire
891-003 & 891-004
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Series 891 Dual Row Metal Shell Dimensions

891-003 Pin Connectors 891-004 Socket Connectors
2X #0-80 UNF-2A A 2X #0-80 UNF-2B
.050 HEX DRIVE .090 MIN. DEEP. A
JACKSCREW B (TYPET) B
\ .ozT (0.51) 0575 (1.46) 020 (0.51)
l A\ Q00000000000 \ * l 000000000000 /_\\ & l
& [ooooooooooooqy—@ ? oooooooooooj‘@rﬂ
05% (146) =025 (0.64) TYP™..040 (1.02) * ﬁL 025 (0.64) TYP -040 (1.02)
: : 140125 (0.32) TYP PIN 1 125
0125(032) (378) | SOCKET 1 1502
125(3.18 c 108/ .102 (1.07/0.94)
019 (2.7412.59) ? ' 110++003
= S ? 225(5.72) O [ Tiersioss
210 (5.33) I
t
i 20%) = Il |
|
LEAD LENGTH £ .015 (0.38) LEAD LENGTH £.015 (0.38)
Layout A B BSC CBSC Layout A B BSC CBSC
9P 500 (12.70) 395 (10.03) 284 (7.21) 9P 500 (12.70) 395 (10.03) 285 (7.24)
15P 650 (16.51) 545 (13.84) 434 (11.02) 15P 650 (16.51) 545 (13.84) 435 (11.05)
21P 800 (20.32) 695 (17.65) 584 (14.83) 21P 800 (20.32) 695 (17.65) 585 (14.86)
25P .900 (22.86) .795(20.19) 684 (17.37) 25P .900 (22.86) .795 (20.19) .685 (17.40)
31P 1.050 (26.67) 1945 (24.00) 834 (21.18) 31P 1.050 (26.67) 1945 (24.00) 835 (21.21)
37P 1.200 (30.48) 1.095 (27.814 984 (24.99) 37P 1.200 (30.48) 1.095 (27.814 985 (25.02)
51P 1.550 (39.37) 1.445 (36.70) 1.334 (33.88) 51P 1.550 (39.37) 1.445 (36.70) 1.335(33.91)
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s Series 891 Nanominiature TwistPin Connectors
Dual Row Metal Shell Back-To-Back Cables
enair., 891-005

How To Order Series 891 Back-To-Back Cables

Number Wire
of Connector Shell Matl/ Wire Color Overall
Series  Contacts Type Finish Gauge Wire Type Code length Hardware
891-005 9 GP A1 0 A 1 Length J
Back-To-Back 15 Plug (Pin) Aluminum Shell, | #30 AWG Ultralightweight XLETFE White in Inches Jackscrew,
Cables, Dual 21 Connector Both Cadmium Plating Insulation, Silver-Coated Includin #0-80
Row Metal Ends 2 Ultrahigh-Strength Copper 7 9 Threads
Shell 25 A2 #2AWG | (Notavalablefor#32 | 10Coor | Connectors
3 GS Aluminum Shell, (Wire ANG) Repeating | (Example: 12’
Receptacle Electroless Nickel Tyoe B for a one foot
37 . yp
(Socket) Plating Only) B length)
51 Connector Both T Extruded PTFE Insulation,
Ends o Silver-Coated Copper, T
cs Titanium Shell, NEMA HP3-ETX Femsle
Unplated (MIL-W-16878/6 Type)
Plug to S Thread
Receptacle ) C R
Cable Stainless Steel Cross-Linked Modified e
(Pin contacts on Shell, Passivated ETFE Insulation, Silver- l.
one end, Socket Coated High-Strength <
Contacts On The Copper,
Opposite End) MIL-W-22759/33
(Not available for #32
AWG)
Part Number Example
891-005 —9 GP A1 — 0 A 1 — 12 J
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Series 891 Nanominiature TwistPin Connectors

Dual Row Metal Shell Back-To-Back Cables
891-005
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Series 891 Dual Row Metal Shell Dimensions

CONTACT FACTORY FOR SALES
DRAWING

Layout A B BSC CBSC
9P .500 (12.70) .395 (10.03) 284 (7.21)
15P 650 (16.51) 545 (13.84) 434 (11.02)
21P .800 (20.32) 695 (17.65) 584 (14.83)
25P .900 (22.86) 795 (20.19) 684 (17.37)
31P 1.050 (26.67) .945 (24.00) 834 (21.18)
37P 1.200 (30.48) 1.095 (27.814 .984 (24.99)
51P 1.550 (39.37) 1.445 (36.70) 1.334 (33.88)
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iniature TwistPin Connectors

Shell Printed Circuit Board
ru-Hole 891-006 & 891-007

How To Order Series 891 PCB Connectors, Vertical Mount Thru-Hole

Series

891-006
Plug, Metal Shell, Dual Row, Pin Contacts

891-007
Receptacle, Metal Shell, Dual Row, Socket
Contacts

Part Number Example

891-006

© 2005 Glenair, Inc.

Insert
Arrangement/
Contact Type

Plugs
(891-006)

9P
15P
21P
25P
31P
37P
51P

Receptacles
(891-007)

9s
158
218
258
318
378
518

— 9P

Shell Matl/Finish Termination Type PC Tail Length  Hardware
A1 BST 1 T
Aluminum Shell, Cadmium Thru-Hole vertical Mount .110” Contact Female
Plati Extensi
aing (Board Straight Thru-Hole) xiension Thread
A2 2 to Accept
Aluminum Shell, Electroless 172’ Contact #0-80 Mating
Nickel Plating Extension Jackscrew
T
Titanium Shell, Unplated
S
Stainless Steel Shell,
Passivated
A1 — BST 1 T
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Series 891 Nanominiature TwistPin Connectors

Dual Row Metal Shell Printed Circuit Board
Right Angle Thru-Hole 891-008 & 891-009
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How To Order Series 891 PCB Connectors, Right Angle Thru-Hole

Insert
Arrangement/
Series Contact Type Shell Matl/Finish Termination Type PC Tail Length  Hardware
891-008 Plugs A1 BRT 1 T
Plug, Metal Shel, Dual Row, Pin Contacts | (897-008) Aluminum Shell, Cadmium Thru-Hole Right Angle /10" Contact Female
9P Plating Extension Thread
15P A2 2 to Accept
21P Aluminum Shell, Electroless 172’ Contact #0-80 Mating
25P Nickel Plating Extension Jackscrew
31P T
37P Titanium Shell, Unplated
51P [
Stainless Steel Shell,
Receptacles Passivated
(891-009)
891-009 93
Receptacle, Metal Shell, Dual Row, Socket 158
Contacts 218
258
318
378
518
Part Number Example
891-008 — 9P A1 — BRT 1 T
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s Series 891 Nanominiature TwistPin Connectors
Dual Row Metal Shell Printed Circuit Board
enazn Vertical Surface Mount 891-010 & 891-011

How To Order Series 891 PCB Connectors, Vertical Surface Mount

Insert
Arrangement/
Series Contact Type Shell Matl/Finish Termination Type Hardware
891-010 Plugs A1 BSS T
Plug, Metal Shell, Dual Row, Pin Contacts (891-010) Aluminum Shell, Cadmium Plating Surface Mount Vertical Female Thread to
9P A2 Accept #0-80 Mating
15P Aluminum Shell, Electroless Nickel Jackscrew
21P Plating
25P T
31P Titanium Shell, Unplated
37P s
51P Stainless Steel Shell, Passivated
Receptacles (891-011)
9S
891-011 158
Receptacle, Metal Shell, Dual Row, Socket 218
Contacts 255
318
378
518
Part Number Example
891-010 — 9P A1 — BSS T
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Series 891 Nanominiature TwistPin Connectors .
Dual Row Metal Shell Printed Circuit Board
Right Angle Surface Mount 891-012 & 891-013 lenazn

How To Order Series 891 PCB Connectors, Right Angle Surface Mount

Insert
Arrangement/
Series Contact Type Shell Matl/Finish Termination Type Hardware
891-012 Plugs A1 BRS T
Plug, Metal Shell, Dual Row, Pin Contacts (891-012) Aluminum Shell, Cadmium Plating Surface Mount Right Angle Female Thread to
9P A2 Accept #0-80 Mating
15P Aluminum Shell, Electroless Nickel Jackscrew
21P Plating
25P T
31P Titanium Shell, Unplated
37P S
51P Stainless Steel Shell, Passivated
Receptacles (891-013)
9s
891-013 158
Receptacle, Metal Shell, Dual Row, Socket 218
Contacts 255
318
378
518
Part Number Example
891-012 — 9P A1 — BRS T
© 2005 Glenair, Inc. CAGE Code 06324 Printed in U.S.A.

GLENAIR, INC. « 1211 AIR WAY « GLENDALE, CA 91201-2497 - 818-247-6000 » FAX 818-500-9912

www.glenair.com C-11 E-Mail: sales@glenair.com



(%2}
m
o
=
o
=
o

s Series 891 Nanominiature TwistPin Connectors
Dual Row Metal Shell Printed Circuit Board
enazn Straddle Mount 891-014 & 891-015

How To Order Series 891 PCB Connectors, Straddle Mount

Insert
Arrangement/
Series Contact Type Shell Matl/Finish Termination Type Hardware
891-014 Plugs A1 STM J
Plug, Metal Shell, Dual Row, Pin Contacts (891-014) Aluminum Shell, Cadmium Plating Straddle Mount For #0-80 Jackscrew
9P A2 Soldering to Flexible Circuits (891-014 Plug Only)
15P Aluminum Shell, Electroless Nickel
21P Plating T
25P T Female Thread t
. emale Thread to
31P Titanium Shell, Unplated Accept #0-80 Mating
37p S Jackscrew
51P Stainless Steel Shell, Passivated
Receptacles (891-015)
9s
891-015 158
Receptacle, Metal Shell, Dual Row, Socket 218
Contacts 255
318
378
518
Part Number Example
891-014 — 9P A1 — STM T
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