440-088 and 440-089
Self-Locking Rotatable Coupling

Composite RFI/EMI Strain Relief Backshells
with Integrated EMI/RFI Shield Sock & Optional Split Ring
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.125 (3.2) Dia
Drain Hole 3 Min.
Equally Spaced
Location Optional

Optional Split Ring

(Glenair Part Number

687-207, Page I-5)
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Product Series
Connector Designator (A, F, H)
(See Note 3)
Angular Function
S = Straight
T=45°
W =90°
Shielding (Table II) (See Note 2)
088 = Copper/Nickel Plate Shield
089 = Aramid/Nickel Braid Shield
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Material (No Plating):
XB = Black Material
XO = Base Material Non-Conductive
Connector Shell Size (Table I, Page D-2)
R = Split Ring (687-207, Page I-5) and

Band (600-052) Supplied. (Omit if Not Required)——

CAGE Code 06324

/ \Saddle Bar @
Color Black
4

Printed in U.S.A.

GLENAIR,INC. 1211 AIRWAY « GLENDALE, CA 91201-2497 » 818-247-6000 - FAX 818-500-9912

www.glenair.com

D-38

E-Mail: sales@glenair.com






