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Line Drain

Connector Formats and Contacts

Line Source

Line Source
400A, Black

Line Source
800A, Brown

Line Drain
800A, Blue

Line Drain
400A, Black

Glenair UniPower™ line source connectors 
are available in 400A and 800A ratings, and 
feature rigid male contacts with a dielectric cover to 
prevent accidental shock.  A secondary locking pin 
slot ensures connector pairs will stay mated–free 
from accidental decoupling.  Cable sealing glands 
protect against environmental damage to contact 
terminations.  Finally, a rugged nylon cotter pin 
secures everything in place, for long-term, reliable 
power connectivity for even the most challenging of 
applications.

The 400A version allows users to terminate 
a wide range of cables, from 25mm2 to 120mm2, 
by means of a reduction sleeve.  Simply tightening 
the two set screws atop the contact fastens 
the reducer onto the wire–providing complete 
versatility in the selection of cable and wire for 
power system applications.

Glenair UniPower™ line drain connectors are 
available in 400A and 800A max current ratings, 
and feature rigid IP2X spring loaded contacts 
secured fi rmly in place with rugged nylon cotter 
pins.  Like their source counterparts, shock-
resistant insulating tips safeguard users from 
accidental electrocution.

Standard O-ring and cable sealing glands 
ensure IP67 environmental rating when connectors 
are mated for long-term durability and reliability.  

Tugged cables or curious hands can't 
accidentally decouple UniPower™ connector pairs, 
thanks to a secondary locking pin that securely 
joins the connectors in the mated position.  A 
secondary remote locking key disengages the 
mated connectors safely and quickly.  Color coded 
connectors prevent mis-mating and comply with 
EU, UK and US standards.
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Panel Source and Drain

Contacts and Accessories

Panel Source
400A, Black

Panel Drain
400A, Black

Glenair UniPower™ panel source and drain connectors 
offer complete fl exibility in power system device confi guration.  
Choose between source and drain formats, in either 400A 
or 800A ratings.  All panel connectors feature a rigid IP2X 
'fi nger proof' dielectric insulating tip to protect users from 
accidental electrocution.

The panel source connector features a male 
contact and secondary locking pin slot to prevent 
accidental cable de-mating due to cable torsion.  Panel 
drain connectors are supplied standard with female 
contacts that feature an IP2X spring loaded nose and IP67 
rated O-ring environmental seal.  The connectors are ideally 
suited for industrial power distribution systems, three-
phase motors, concert sound systems and other outdoor, 
environmental applications.

All panel receptacles are shipped fully assembled.  Color 
coding prevents mis-mating and ensures compliance with EU, 
UK and US standards.

800A Version High 
Conductivity Contact, Nut, 
Spring and Washer

400A Version High 
Conductivity Multipoint 
Contact with Set Screws

Locking Pin

Lock Pin Release Key

Reduction Sleeve

s

Key

Connector Formats and Contacts
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UniPowerTM 
Product
Series

CONNECTOR TYPE
LS = Line Source
LDFT = Line Drain Finger Test
PS = Panel Source
PDFT = Panel Drain Finger Test

SC = Sealing Cap
(Omit for None)

POLARIZATION 
KEYS

E = Earth
N = Neutral
1 = L1
2 = L2
3 = L3

S = Secondary 
Locking Pin for 
Drain Format 
Connectors 
Only (Omit for 
None)

COLOR 
CODES

GN = Green
BK = Black
RE = Red
YL = Yellow
BL = Blue
BN = Brown
WH = White
GY = Grey

UN  LS  SC  -  3  S  GY  -  C240  C1  N...

Glenair UniPowerTM Connectors

Telephone:
818-247-6000

Facsimile:
818-500-9912

E-mail:
sales@glenair.com

Glenair, Inc. 
Worldwide Headquarters
1211 Air Way
Glendale, California
United States of America
91201-2497

Telephone:
+39-02-91082121

Facsimile:
+39-02-99043565

E-mail:
sales-italia@glenair.com

Glenair Connectors Italia S.R.L.
Via Santi, 1-20037
Paderno Dugnano
Milano
Italy

Telephone:
203-741-1115

Facsimile:
203-741-0053

sales@glenair.com

Glenair, Inc.
Commital Product Management Team
25 Village Lane
Wallingford, CT 06492

CONTACT TYPE
Crimp

C300 = 300mm2 
C240 = 240mm2

C185 = 185mm2

C107 = 107mm2

Screw Lock
S120 = 120mm2

Threaded (Panel Type Only)
T12 = M12 
T13 = M12 x 800A

Consult Factory for 
Additional Sizes 

Customer
Specified

Modification 
Code

(Omit for 
None)

CABLE GLAND
C1 = M40 for 15-23mm Ø Cable
C2 = M40 for 19-28mm Ø Cable 
C3= M40 for 22-32mm Ø Cable

Telephone:
0039-051-782811

Facsimile:
0039-051-782259

commital@commital.com

Glenair Commital
Via Ca dell'Orbo, 49
40050 Villanova di Castenaso 
Italy

`

ACCESSORY PART NUMBERS
UN–SLRKEY/1 = Unlock Key 
UN–RS F2 = Compression Sleeves Kit
(25, 35, 50, 70, 95, 120mm2) 
       Individual Compression Sleeves:
               UN–RS 25 F2   = 25mm2

               UN–RS 35 F2   = 35mm2

               UN–RS 50 F2   = 50mm2

               UN–RS 70 F2   = 70mm2

               UN–RS 95 F2   = 95mm2

               UN–RS 120 F2 = 120mm2

A World of
Interconnect

Solutions


