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Series 800 “Mighty Mouse”

Original UNF Threaded Coupling

Series 800 Square Flange Receptacles
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Integral Band Accessory Thread
Platform 800-011-02
800-010-02
gD
Shell ASQ B agc In. |mm.| E Threads O F G Max. H Threads J Max.
Size In. [mm.| In. [mm.| In. | mm. [£.005(+0.13 Mating In. |mm.| In. | mm. Accessory In. [ mm.
5 527 | 13.39 | 363 | 922 | 680 | 17.27 | .094 | 2.39 | .3125-28 UN-2A .230 584 | .750 | 19.05 | .250-32 UNEF-2A 725 | 18.42
6 588 |14.92 | 423 [10.74 | .750 | 19.05 | .094 | 2.39 | .3750-28 UN-2A .286 7.26 | .750 | 19.05 | .3125-32 UNEF-2A 725 | 18.42
7 650 | 16.51 483 [12.27 | 830 [21.08 | .130 | 3.30 | .4375-28 UNEF-2A| .390 9.91 | .825 |20.96 | .4375-28 UNEF-2A 800 | 20.32
8 710 | 18.03 | 542 [ 13.77 | 938 | 23.83 | .130 | 3.30 | .5000-32 UN-2A 445 | 11.30 | .825 | 20.96 | .5000-28 UNEF-2A .800 | 20.32
9 938 |23.83 | .719 [ 1826 | 1.250 | 31.75 | .130 | 3.30 | .5625-32 UN-2A 500 | 12.70 | .825 | 20.96 | .5625-24 UNEF-2A 800 | 20.32
10 938 |23.83 | .719 [ 1826 | 1.250 | 31.75 | .130 | 3.30 | .6250-32 UN-2A 565 | 14.35 | .825 | 20.96 | .6250-24 UNEF-2A 800 | 20.32
12 1.031 | 26.19 | .812 | 20.62 | 1.375 [ 3493 | .130 | 3.30 | .7500-28 UN-2A 650 | 16.51 | .825 | 20.96 | .6875-24 UNEF-2A 800 | 20.32

Key Position
Normal (N)
X
Y

z

Key Rotation
150°
140°
130°

120°

Shell size 5 and 6: master key is located at top
dead center for normal (N) position. Shell size 7
thru 12: master key is rotated 90° from TDC.

SERIES 800 KEY POSITIONS

Plug Key Position

Receptacle Key Position
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Series 800 “Mighty Mouse”

lenair:

Original UNF Threaded Coupling
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Series 800 In-Line Receptacles

A FLATS

. |<w— 320 (8.1) SHELL SIZE 5 & 6 |
460 (11.7) SHELL SIZE 7 THRU 12

— = «—— .039(.10) SHELLSIZE5&6 ~—
.050 (1.27) SHELL SIZE 7 THRU 12
Integral Band Accessory Thread
Platform 800-011-01
800-010-01
Shell A o8B C Threads D Max. gE F Max. G Threads
Size In. | mm. | In. | mm. Mating In. | mm. | In. | mm. | In. | mm. Accessory
5 312 7.92| .355 9.02| .3125-28 UN-2A 750 | 19.05| .230 5.84| .725| 18.42| .250-32 UNEF-2A
6 375 | 9.53| .400| 10.16| .3750-28 UN-2A 750 | 19.05| .286 | 7.26| .725| 18.42| .3125-32 UNEF-2A
7 445 | 11.30| .490 | 12.45| .4375-28 UNEF-2A .825| 20.96| .390| 9.91| .800| 20.32| .4375-28 UNEF-2A
8 550 | 13.97| .600 | 15.24| .5000-32 UN-2A .825| 20.96| .445| 11.30| .800 | 20.32| .5000-28 UNEF-2A
9 613 | 15.57| .663 | 16.84 | .5625-32 UN-2A .825 | 20.96| .500 | 12.70| .800 | 20.32| .5625-24 UNEF-2A
10 675 | 17.15| .725| 18.42| .6250-32 UN-2A .825| 20.96| .565| 14.35| .800 | 20.32| .6250-24 UNEF-2A
12 .800 | 20.32| .850 | 21.59| .7500-28 UN-2A .825| 20.96| .650| 16.51| .800 | 20.32| .6875-24 UNEF-2A
SERIES 800 KEY POSITIONS
Key Position Key Rotation
Normal (N) 150°
X 140°
Y 130°
z 120°
Shell size 5 and 6: master key is located at
top dead center for normal (N) position. Shell
size 7 thru 12: master key is rotated 90° from
TDC for normal position. Plug Key Position Receptacle Key Position
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