





Series 801 “Mighty Mouse”
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Double-Start ACME Thread lencm’@

667-217 & 218 DIMENSIONS

—~—.800 (20.3) — =

'80|8|/(\§<0'3)* GASKET 600 :\1A ?)2()
GASKET . |\/|Ax.
C THREAD — C THREAD
-2A | LENGTH -2B _| LENGTH
+ .25 (6.4) + .25 (6.4)
A
667-217 Plug Cover 667-218 Receptacle Cover
Shell [ AMax. B Max. LANYARD OPTIONS
Size In. mm. In. mm. C
5 465 | 11.81 | .488 | 12.40 3125-.05P-1L -55° to +100°C., black, very
6 .525 13.34 .555 14.10 .375-.05P-1L 0_ flexible, very good abrasion
7 590 | 1499 | 615 | 15.62 4375-.05P-1L resistance, good resistance to
8 .653 16.59 675 17.15 .5000-.05-1L Nylon Rope fuels, .120" (3mm) diameter
9 715 18.16 .840 21.34 .5625-.05P-.1L
1 0 778 19.76 905 2295 6250-.05P-1L Black pOIyUrethane over stainless
. . . . . . steel rope, -55° to +125°C.,
13 .965 24.51 .995 25.27 .8125-.1P-.2L very flexible, excellent abrasion
16 1.150 29.21 1.261 32.03 1.000-.1P-.2L resistance, excellent resistance to
17 | 1215 | 3086 |1.321 | 3355 | 1.062-1P-.2L Polyurethane Coated Wire Rope fuels. .080" (2mm) diameter

Translucent FEP jacket over
MATERIALS AND FINISHES stainless steel, -55° to +200°C.,
fair flexibility, good abrasion
Aluminum alloy per ASTM B211, or resistance, .100" diameter

® .
Cover stainless steel per AMS-QQ-S-763 Teflon® Jacketed Wire Rope
Gasket Silicone rubber _ . .
Wire,Hardware Stainless steel, passivated m (Sg;mmlﬁss steel, #8 chain, .240
Sash Chain
55° to +100°C., black, very
flexible, very good abrasion
resistance, good resistance to
. fuels, .120" (3mm) diameter.
Slip Knot (SK) Length includes .5" (13mm)
for Attaching Covers to Cable diameter loop.
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