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Series 803 “Mighty Mouse”
¼ Turn Bayonet Coupling

Series 803 Hermetic Receptacle Dimensions

DIMENSIONS

Shell 
Size

A Max. B Bsc. C Ref. Ø D E Flats F Flat Ø G
H Thread

Ø J
Tail Dia.In. mm. In. mm. In. mm. In. mm. In. mm. In. mm. In. mm.

5 .703 17.86 .513 13.03 .460 11.68 .300 7.62 .545 13.84 .350 8.89 .575 14.61 .3750-32 UNEF-2A #23
.018/.022

(0.46/0.56)

#16
.060/.064

(1.52/1.63)

#12
.092/.096

(2.34/2.44)

6 .788 20.02 .598 15.19 .522 13.26 .362 9.19 .595 15.11 .410 10.42 .635 16.13 .4375-28 UNEF-2A
7 .890 22.61 .708 17.98 .590 14.99 .436 11.07 .723 18.36 .536 13.61 .755 19.18 .5625-32 UN-2A
8 1.154 29.31 .964 24.49 .668 16.97 .508 12.91 .723 18.36 .536 13.61 .755 19.18 .5625-32 UN-2A
9 1.207 30.66 1.017 25.83 .721 18.31 .561 14.25 .790 20.07 .596 15.14 .830 21.08 .6250-28 UN-2A
10 1.291 32.79 1.101 27.97 .795 20.19 .635 16.13 .855 21.72 .656 16.66 .890 22.61 .6875-28 UN-2A
12 1.394 35.41 1.204 30.58 .874 22.20 .714 18.14 1.044 26.52 .845 21.46 1.078 27.38 .8750-28 UN-2A
14 1.545 39.24 1.280 32.51 1.050 26.67 .865 21.97 1.230 31.24 1.022 25.96 1.264 32.11 1.0625-20 UN-2A
15 1.630 41.40 1.370 34.80 1.150 29.21 .925 23.50 1.290 32.77 1.096 27.84 1.325 33.66 1.1250-28 UN-2A

Jam Nut 
Receptacle
803-006-07

Flange Mount 
Receptacle
803-006-02

A MAX

B BSCC REF

MASTER 
KEYWAY

45º

.110/.103 
(2.79/2.62)
2 PLCS

F
FLAT

E
FLATS TYP

MASTER 
KEYWAY

Ø G

Ø D

.700 (17.78) 
MAX

.485 (12.32)

.425 (10.80)

.125 (3.18) MIN

4 X .025 (0.64)
STANDOFF

Ø J

.100 (2.54) MAX
PANEL THICKNESS

Ø D

.580 (14.73)
.125 (3.18) MIN

4 X .025 (0.64)
STANDOFF

.860 (21.84) 
MAX

H THREAD

Ø J
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