






© 2007 Glenair, Inc.	 CAGE Code 06324	 Printed in U.S.A.

GLENAIR, INC. • 1211 AIR WAY • GLENDALE, CA 91201-2497 • 818-247-6000 • FAX 818-500-9912
www.glenair.com	 G-9	 E-Mail: sales@glenair.com	

Se
rie

s 
80

4

A

B

C

D

E

F

G

H

J

K

L

M

Series 804 “Mighty Mouse”
Push‑Pull Quick-Disconnect

Series 804 Receptacles  �  In�Line

dimensions

Shell Shell 
SizeSize

Ø AØ A
B ThreadsB Threads

Ø CØ C
In.In. mm.mm. In.In. mm.mm.

5 .450 11.43 .2500-32 UNEF-2A .246 6.25
6 .520 13.21 .3125-32 UNEF-2A .286 7.26
7 .580 14.73 .4375-28 UNEF-2A .390 9.91
8 .603 15.32 .5000-28 UNEF-2A .442 11.23
9 .695 17.65 .5625-24 UNEF-2A .500 12.70
10 .735 18.67 .6250-24 UNEF-2A .564 14.33
12 .880 22.35 .6875-24 UNEF-2A .650 16.51
14 1.010 25.65 .9375-20 UNEF-2A .805 20.45
15 1.060 26.92 .9375-20 UNEF-2A .850 21.59

ALTERNATE KEY POSITIONS

B°A°

Pos.Pos. `A°`A° B°B°

a 150° 210°

B 75° 210°

c 95° 230°

D 140° 275°
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KEYWAYRED STRIPE

 

.800 (20.3)

2X .25 (6.4)

Integral Band PlatformIntegral Band Platform
804-003-01

Accessory ThreadAccessory Thread
804-004-01

1.160 (29.5) 1.160 (29.5)

ØC

GROMMET

.000 .120
(0.00 3.05) MEDIUM MALE

DIAMOND KNURLMEDIUM RAISED
DIAMOND KNURL

ØA

B THREAD


