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Series 80 “Mighty Mouse”
Backshells, Boots and Clamps 

dimensions

Size Size 
CodeCode

AA
ThreadsThreads

B Max.B Max.
In.In. mm.mm.

05 .2500-32 UNEF-2B .350 8.89
06 .3125-32 UNEF-2B .415 10.54
11 .375-32 UN-2B .465 11.81
07 .4375-28 UNEF-2B .530 13.46
08 .5000-28 UNEF-2B .595 15.11
09 .5625-24 UNEF-2B .650 16.51
10 .6250-24 UNEF-2B .715 18.16
12 .6875-24 UNEF-2B .785 19.94
13 .750-20 UNEF-2B .830 21.08
14 .9375-20 UNEF-2B 1.020 25.91

cable entry

Cable Cable 
Entry Entry 
CodeCode

Ø CØ C Ø DØ D Ø EØ E

Use With Size Use With Size 
CodesCodes

In.In. mm.mm. In.In. mm.mm. In.In. mm.mm.
±± .015 .015 ±± 0.38 0.38 ±± .015 .015 ±± 0.38 0.38 ±± .015 .015 ±± 0.38 0.38

01 .094 2.39 .133 3.38 .235 5.97 05-06
02 .125 3.18 .164 4.17 .266 6.76 05-07
03 .172 4.37 .211 5.36 .313 7.95 05-08
04 .234 5.94 .273 6.93 .375 9.53 06-08
05 .272 6.91 .311 7.90 .413 10.49 07-09
06 .312 7.92 .351 8.92 .453 11.51 07-10
07 .375 9.53 .414 10.52 .516 13.11 08-12
08 .438 11.13 .477 12.12 .579 14.71 09-12
09 .500 12.70 .539 13.69 .641 16.28 10-12
10 .562 14.27 .601 15.27 .703 17.88 12-14
11 .625 15.88 .664 16.87 .766 19.46 14
12 .688 17.48 .727 18.47 .829 21.06 14
13 .750 19.05 .789 20.04 .891 22.63 14
14 .812 20.62 .851 21.62 .953 24.21 14

EMI Adapters, Direct Coupling, Micro BandEMI Adapters, Direct Coupling, Micro Band

STRAIGHT ENTRY
DIRECT COUPLING

440MS134

B
MAX

A THREAD

.750 
(19.05)    

.260 
(6.60)  

.090/.080 
(2.29/2.03)  

C D E
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connector shell sizes

Size Size 
CodeCode A ThreadsA Threads

Shell SizeShell Size

Series 800, Series 800, 
801, 803, 804801, 803, 804

Series Series 
805805

05 .2500-32 UNEF-2B 5 –
06 .3125-32 UNEF-2B 6 –
11 .375-32 UNEF-2B – 8
07 .4375-28 UNEF-2B 7 9
08 .5000-28 UNEF-2B 8 10
09 .5625-24 UNEF-2B 9 11
10 .6250-24 UNEF-2B 10 12
12 .6875-24 UNEF-2B 12, 13 –
13 .750-20 UNEF-2B – 15
14 .9375-20 UNEF-2B 14, 15, 16, 17 18, 19
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