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’ Sav-Con® Connector Savers
E le nazxg MIL-C-38999 Series |

941L 003M17-35P A 131
Series No.——lrl ‘ Modification Code* (Omit for None)
Class Alternate Position
1= Er_wironmental A, B, C, D (Omit for Normal)
2 = HiRel P = Pins, Plug Side
L = Lock Ring (Optional) S = Sockets, Plug Side
- = Standard L InsertArrangement
Basic Part No. Shell Size
Finish Symbol Interfacial Seal
(See Page 6)
1.875
POT— (45.9) ——/_@ EMI Ground Spring
MAX /
—— A !' l,

RECEPTACLE END A B PLUGEND

LOCK RING
(Optional)

*Add Modification Code 131 for Dry Lubricant on inside surfaces of Coupling Nut.
May not be suitable for space applications.

TABLE |

Shell A B

Size Max Max
Intermateable with the following 09 .573 (14.6) .910 (23.1)
connectors: 11 701 (17.8) 1.035 (26.3)

13 851 (21.6) 1.210 (30.7)
15 976 (24.8) 1.330 (33.8)
17 1.101 (28.0) 1.455 (37.0)
19 1.208 (30.7) 1.570 (39.9)
21 1.333 (33.9) 1.695 (43.1)
23 1.458 (37.0) 1.800 (45.7)
25 1583 (40.2) 1.925 (48.9)

Metric dimensions (mm) are indicated in parentheses.
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PATT 616;
NFC C93-422 (HE308)







