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Micro-D Metal Shell
GMDE Environmentally Sealed Panel Mount With O-Ring
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FULL RADIUS

Ø .134 ± .004 (3.40 ± 0.10) 2 PLCS

GMDE  PANEL CUTOUT DIMENSIONS
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9 1.011 25.69 .731 18.56 .252 6.40 .565 14.35 .406 10.31 .126 3.20 .256 6.50
15 1.161 29.50 .881 22.37 .252 6.40 .715 18.16 .556 14.12 .126 3.20 .256 6.50
21 1.311 33.31 1.031 26.18 .252 6.40 .865 21.97 .706 17.93 .126 3.20 .256 6.50
25 1.411 35.85 1.131 28.72 .252 6.40 .965 24.51 .806 20.47 .126 3.20 .256 6.50
31 1.561 39.66 1.281 32.53 .252 6.40 1.115 28.32 .956 24.28 .126 3.20 .256 6.50
37 1.711 43.47 1.431 36.34 .252 6.40 1.265 32.13 1.106 28.09 .126 3.20 .256 6.50
51 1.661 42.20 1.381 35.07 .295 7.50 1.215 30.86 1.056 26.82 .126 3.20 .300 7.62

51-2 2.061 52.36 1.781 45.23 .252 6.40 1.615 41.02 1.456 36.98 .126 3.20 .256 6.50
67 2.461 62.52 2.181 55.39 .252 6.40 1.515 38.48 2.606 66.19 .126 3.20 .256 6.50
100 2.312 58.72 2.005 50.93 .333 8.47 1.800 45.72 1.520 38.61 .148 3.76 .406 10.31

RMI Version CMI Version

Ø F.062 (1.57) RADIUS
4 PLACES
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