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M83513/10 THRU /12 CONNECTOR PCB LAYOUTS – PIN CONNECTORS

9 PIN M83513/10-A 15 PIN M83513/10-B

21 PIN M83513/10-C 25 PIN M83513/10-D

31 PIN M83513/10-E 37 PIN M83513/10-F

51 PIN M83513/11-G 100 PIN M83513/12-H
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Patterns shown are for connector mounting side of PC board. 9 Thru 51 Contacts .096 (2.44) Diameter Mounting Holes, 100 Pin .125 (3.18) Diameter
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MIL-DTL-83513/10 Thru /15 Micro-D Connectors
Right Angle PCB Connectors (CBR)
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M83513/13 THRU /15 CONNECTOR PCB LAYOUTS – SOCKET CONNECTORS

9 SOCKET M83513/13-A 15 SOCKET M83513/13-B

21 SOCKET M83513/13-C 25 SOCKET M83513/13-D

31 SOCKET M83513/13-E 37 SOCKET M83513/13-F

51 SOCKET M83513/14-G 100 SOCKET M83513/15-H
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Patterns shown are for connector mounting side of PC board. 9 Thru 51 Contacts .096 (2.44) Diameter Mounting Holes, 100 Pin .125 (3.18) Diameter
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MIL-DTL-83513/10 Thru /15 Micro-D Connectors
Right Angle PCB Connectors (CBR)
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