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Series 800 “Mighty Mouse”
Original UNF Threaded Coupling

Ø CØ B

A HEX

.850 (21.6)
MAX

SAFETY WIRE HOLE
3X .031/.027 (0.79/0.69)

E THREADSØ D

F THREADS

Hex Coupling Nut
800-006
800-007

Round Knurled 
Coupling Nut

800-008
800-009

Integral Band 
Platform
800-006
800-008

Accessory Threads
800-007
800-009

DIMENSIONS

Shell 
Size

A Hex
Style 06

A Hex
Style 16 

Ø B
Style 06

Ø B
Style 16

Ø C
Style 06

Ø C
Style 16 Ø D E Threads

Coupling Nut
F Threads
AccessoryIn. mm. In . mm. In. mm. In. mm. In. mm. In. mm. In. mm.

5 .430 10.92 .495 12.57 .470 11.94 .540 13.72 .430 10.92 .490 12.45 .230 5.84 .3125-28 UN-2B .250-32 UNEF-2A
6 .500 12.70 .563 14.30 .550 13.97 .620 15.75 .500 12.70 .560 14.22 .286 7.26 .3750-28 UN-2B .3125-32 UNEF-2A
7 .625 15.88 .720 18.29 .680 17.27 .800 20.32 .620 15.75 .680 17.27 .390 9.91 .4375-28 UNEF-2B .4375-28 UNEF-2A
8 .680 17.27 .743 18.87 .750 19.05 .830 21.08 .680 17.27 .750 19.05 .445 11.30 .5000-32 UN-2B .5000-28 UNEF-2A
9 .750 19.05 .813 20.65 .830 21.08 .890 22.61 .750 19.05 .810 20.57 .500 12.70 .5625-32 UN-2B .5625-24 UNEF-2A
10 .812 20.62 .875 22.23 .900 22.86 .960 24.38 .810 20.57 .880 23.35 .565 14.35 .6250-32 UN-2B .6250-24 UNEF-2A
12 .875 22.23 .938 23.83 .970 24.64 1.030 26.16 .880 22.35 .940 23.88 .650 16.51 .7500-28 UN-2B .6875-24 UNEF-2A

SERIES 800 KEY POSITIONS

Key Position Key Rotation

Plug Key Position Receptacle Key Position

Normal (N) 150°

X 140°

Y 130°

Z 120°

Shell size 5 and 6: master key is located at 
top dead center for normal (N) position. Shell 
size 7 thru 12: master key is rotated 90° from 
TDC for normal position.

Series 800 Plug Connectors
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