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Series 804 “Mighty Mouse”
Push -Pull Quick-Disconnect

667-202 & 667-203 DIMENSIONS

Shell 
Size

Ø A Max. Ø B Max. Ø C Max.
In mm In mm In mm

5 .470 11.94 .740 18.80 .440 11.18
6 .540 13.72 .740 18.80 .490 12.45
7 .645 16.38 .820 20.83 .570 14.48
8 .645 16.38 .870 22.10 .619 15.72
9 .720 18.29 .920 23.37 .670 17.02

10 .760 19.30 1.030 26.16 .783 19.89
12 .895 22.73 1.110 28.19 .860 21.84
14 1.040 26.42 1.230 31.24 .980 24.89
15 1.080 27.43 1.300 33.02 1.045 26.54

OPTIONAL
PULL RING

ø C
MAX

.580 (14.73) MAX

1.10 (27.94)
 MAX

B
MAX

LENGTH
± .25 (6.4)

.750 (19.05)
 MAX

ø A
MAX

O RING

DETENT
SPRING

LENGTH
± .25 (6.4)

MATERIALS AND FINISHES

Cover Aluminum alloy per ASTM B211, or 
stainless steel per AMS-QQ-S-763

Gasket Silicone rubber
Wire,Hardware Stainless steel, passivated

LANYARD OPTIONS

Nylon Rope

-55° to +100°C., black, very 
fl exible, very good abrasion 
resistance, good resistance to 
fuels, .120" (3mm) diameter

Polyurethane Coated Wire Rope 

Black polyurethane over stainless 
steel rope, -55° to +125°C., 
very fl exible, excellent abrasion 
resistance, excellent resistance to 
fuels, .080" (2mm) diameter

Tefl on® Jacketed Wire Rope

Translucent FEP jacket over 
stainless steel, -55° to +200°C., 
fair fl exibility, good abrasion 
resistance, .100" diameter

Sash Chain

Stainless steel, #8 chain, .240" 
(6mm)

Slip Knot (SK) 
for Attaching Covers to Cable

55° to +100°C., black, very 
fl exible, very good abrasion 
resistance, good resistance to 
fuels, .120" (3mm) diameter. 
Length includes .5" (13mm) 
diameter loop.

667-202 Receptacle Cover667-203 Plug Cover
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