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804-001-06 804-002-06
Shell @ D Max.
Size In. E Threads
427 10.85  .246 6.25 .219 556 .250 6.35 .2500-32 UNEF-2A
575 1461 .390 991 351 8.92 .383 9.73 .4375-28 UNEF-2A
.670 17.02 500 12.70 .454 1153 486 12.34 .5625-24 UNEF-2A
.865 2197 650 16.51 .646 16.41 676 17.17 .6875-24 UNEF-2A
1.041 26.44 850 2159 .828 21.03 .860 21.84 .9375-20 UNEF-2A
150° 210°
.-- BO An 7
95° 230°
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