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STRAIGHT ENTRY STRAIGHT ENTRY
ROTATABLE COUPLING DIRECT COUPLING
620MS065 620MS064

B Max.
A Threads In. mm.
.2500-32 UNEF-2B 470 1194 688 17.48 119 3.02 496 12.60 . 2.79 .625 15.88 .350 8.89
m—--------------
.375-32 UNEF-2B 570 14.48 .688 17.48 .182 . 582 14.78 170 4.32 .625 15.88 465 11.81

_--------------

.5000-28 UNEF-2B 700 17.78 .688 17.48 .307 7.80 726 18.44 .300 7.62 .688 17.48 595 15.11

.6250-24 UNEF-2B .819 2080 .750 19.05 .369 9.37 .885 2248 360 9.14 875 2223 715 18.16

7 [ e87524UNEF-28 | 896 2276 750 19.05| 432[ 1097 .952] 24.18] 420 1067] 875 2223[ 785 19.94

.750-20 UNEF-2B 930 2362 .750 19.05 .432 10.97 952 2418 420 10.67 .875 2223 .830 21.08

¢ [ 9375:20UNEF-28 [ 1137 2888 750 19.05] 494 1255 1018] 2586] 480 12191000 2540[1020] 2591

.9375-20 UNEF-2B 1.137 28.88 .750 19.05 .619 15.72 1.148 29.16 .610 15.49 1.000 25.40 1.020 25.91
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