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Junction
Boxes

E

147-021XMS-03 
(NSN: 5935-01-572-5631) (Symbol 2843)

Single Sound Powered Composite Telephone Box

Basic Box
Number

Basic Part
Number

147-021 XMS - 01

Finish
(See Table I)

Identification Location
Optional

1/8 Turn Latch
Shown In Closed Position Stainless Steel Bushing with

Ø.310 (7.87) Clearance for
1/4-20 Stud (4 Places)

Captive Cover Screw
(12 Places) 

7.480
(189.99)

6.930
(176.02)

3.540
(89.92)

5.840 (148.34)

FIGURE 1 TOP VIEW

Connector
(4 Places) 

Protective Cover
(4 Places) 

FIGURE 2

LC

2.440 (61.98)

1.060 (26.92) Max

1.260 (32.0) Typ

A A
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147-021XMS-03 
(NSN: 5935-01-572-5631) (Symbol 2843)

Single Sound Powered Composite Telephone Box

View A-A
D

D

Optional
Ground
Bushing

Environmental
Seal And EMI
Tongue & Groove
Cover to Box

1.260
(32.00)

Typ

90° Counter Sink
X Ø.060 (1.52)
(8 Places)

1.860
(47.24)

Typ

Ø1.410 (35.81)
Max Mtg. Surface
(8 Places)

Ø1.020 (25.91)
Max Hole (8 Places)

  

CC

Plate Assembly
(See Detail B)

1.860
(47.24)

Typ

.060
(1.52)

.500
(12.50)

PLC-632 Insert
(6 Places)

Screw Assembly
NAS720C6-6

(4 Places)Ø.156 (4 Places)

4.650
(118.11)

3.740 (95.0)

3.150
(80.01)

5.750 (31.05)

2.400
(60.96)

MIL-T-55164/15
9TB04F (2 Places)

Screw Assembly
NAS720C6-12
(2 Places)

DETAIL B

VIEW C-C

Contact Tip

Contact Ring

Insulator

Fluorosilicone GasketSilicone O-Ring
Protective Cover

227-059XO04
Sound Power Jack

White Wire,
20 Gage (Tip)

Box Lid (Ref) Silicone O-Ring 
(4 Places)

Screw Assembly
NAS720C6-5 
(4 Places)

Solder Joint, Typ
Black Wire, 20 Gage
(Ring)

SOUND POWER JACK SECTION VIEW
 (4 Places)

Jam Nut & Washer316 SST, All Metal Components
Seal

Mounting Post

#6-32 Thd (Ref)

SECTION D-D
Electrical Ground Through Internal 

Mounting Post To External Mounting Bushing

Ø.310 (7.87) (Ref)
Mounting Bushing


