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Genderless Fiber Optic Terminus for ARINC 801 Connectors, Keyed, Rear Release

181-076
Genderless Terminus

For ARINC 801 Connectors

Part Number ØA (Microns) Typ. Fiber Type Pull-Proof

181-076-N-1255 125.5 Single Mode no

181-076-N-126S 126.0 Single Mode no

181-076-N-126 126.0 Multi Mode no

181-076-P-1255 125.5 Single Mode yes

181-076-P-126S 126.0 Single Mode yes

181-076-P-126 126.0 Multi Mode yes

Consult factory for additional sizes.
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Material and Finish
Ferrule: Zirconia Ceramic 
Terminus Bodies: Brass Alloy/Nickel 
Crimp Sleeve: Brass Alloy/Nickel 
Spring: Stainless Steel/Passivate

Specifications
Terminus Accommodates cable diameter 1.73mm (.068) minimum and 2.00mm (.079) 
maximum.
Pull-proof termini are for use with loose structure cable.
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