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140-060XMS-03 
(NSN: 5975-01-557-2679)

Grounded Composite Junction Box
15 Ft. Submersion

Identification Location
Optional

5.75

9.050
(229.9)

10.000 (254.0) 9.050 (229.9)

Captive Cover Screw
16 Plcs

SST Bushing With
Ø.310 (7.87) Clearance
For 1/4-20 Stud
4 Places

Ground Bushing Location
See Section D-D

FIGURE 1 TOP VIEW
5.75 (146.1)

Basic Box
Number

Basic Part
Number

140-060 XMS - 03 T1

Finish
(See Table I)

Optional 
Configuration
See Table III 
for Required 
MIL-T-55164 

Terminal Block
Omit if Not
Required 
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140-060XMS-03 
(NSN: 5975-01-557-2679)

Grounded Composite Junction Box
15 Ft. Submersion

Cover Assembly

4.500 (114.3)

LC

VIEW A-A

Ø 2.130 (54.1) Max Mtg. Surface
  4 Places

Ø 1.770 (45.0) Max Hole
  4 Places

2.42 Typ

2.42 Typ

90° C'sink X Ø.060 (1.52)
  8 Places

C

2.250 (57.2)
 Typ

D

D

C

Environmental Seal And
EMI Tongue & Groove
Cover To Box

Plate Assembly
(See Detail B)

FIGURE 2

4.500 (114.3)

AA

CL

2.250 (57.2) Typ

CC


