EL OCHITO® CONTACT ORDERING INFORMATION

Ely .. .
Ochito octaxial Contacts

Ordering Information: El Ochito® Red Contacts Type |

Connector Type . Cable Type ;
Y Size Y Glenair Part No. Cable Dia. AR Skt Contact
Assembly Instr. Assembly Instr.
Up to 1 Gbps per pair 858-039-01 858-037-01
ge 4 xS/FTP 963-033-26 LAV Al85084-01 Al85084-01
* ARINC 600 2% Up to 10 Gbps per pair 963-122-X .277-.299 858-039-01 858-037-01
Type | Contact 4 x S/FTP See Page 34 (7.04-7.60) Al85084-01 Al85084-01
SATA 858-039-02 858-037-02
2 2 x Parallel Pairs ALY 2254571 Al85161-01 Al85161-01
Up fo 1| Gbps per pair 858-030-02F 858-031-02F
ge 4 xS/FTP 963-033-26 LAV Al85048-02 Al85048-02
« SuperNine” (Series 23)
« HiPer-D® (Series 28) 2% Up to 10 Gbps per pair 963-122-X .277-.299 858-030-02* 858-031-02*
4 x S/FTP See Page 34 (7.04-7.60) Al85048-02 Al85048-02
Type | Contact
SATA 858-030-03F 858-031-03F
2 2 x Parallel Pairs ALY 2254571 Al85159-01 Al85048-02
Up to 1 Gbps per pair 858-049-01F 858-050-01F
ge 4 xS/FTP 963-033-26 LAV Al85151-02 Al85151-02
* Series 806
° Ser:ies 816 2% Up to 10 Gbps per pair 963-122-X .277-.299 858-049-01* 858-050-01*
* Series 792 4 xS/FTP See Page 34 (7.04-7.60) Al85151-02 Al85151-02
Type | Contact
SATA 858-049-02F 858-050-02F
2 2 x Parallel Pairs ALY 2254571 AlI85151-02 Al85151-02
Up to 1 Gbps per pair 858-059-01F 858-060-01F
ge 4 xS/FTP 963-033-26 LAV Al85194-01P Al85194-015
* EN3545 2% Up to 10 Gbps per pair 963-122-X .277-.299 858-059-01* 858-060-01*
Type | Contact 4 x S/FTP See Page 34 (7.04-7.60) Al85194-01P Al85194-01S
SATA 858-059-02F 858-060-02F
2 2 x Parallel Pairs 963-133 el AlI85197-01P Al85197-01S
*Cable is not compatible with grommet followers. Contact factory if sealing is required.
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Data Protocol: HDMI/ SATA/ DisplayPort/ General High-Spe
El Ochito® Red

Wire

Recommended Cable

Dimensions in Inches (millimeters) are subject to change without notice.

El Ochito’ Type |



