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Series III Type

Refer to Appendix for material/finish details

O-Ring
(Blue Fluorosilicone)

Ø .265Ø .510 
Max

1.50

Backshell
.195
.185

Backnut

.375-24 UNF-2B

O-Ring, Strain Relief
(Orange Silicone)

O-Ring
(Blue Fluorosilicone)

.375-24 UNF-2B

.375-24 UNF-2A

.37

Table I: Material and Finish

Code Material Finish Description

C

Aluminum
Alloy

Anodize, Black
M Electroless Nickel
NF Cadmium, Olive Drab
ZN Zinc-Nickel, Olive Drab
Z1 Stainless Steel Passivate

Single channel fiber optic connector backshell with direct coupling

How	To	Order

Product	
Series

Basic	No.

189 - 055 C

Material/Finish
(Table I)

Material and Finish
Backshell and Back Nut: See Table I
O-Ring: Fluorosilicone
Strain Relief O-Ring: Silicone

189-055
Single Channel Fiber Optic Connector Backshell 

Environmental Resistant
for 180-071 Series Single Channel Fiber Optic Connectors

Ø


