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M
IL-DTL-38999 

Series III Type

660-023 and -024 • 660-049 and -050
MIL-DTL-38999 Series III Type 

Metal and Composite Protective Covers
Attachment Options

Attaching a Cover to a Jam Nut Receptacle With a Solid Ring (Style A)

         

Solid Ring - Style A

ØN

Table IV: Solid Ring Style A
Dash 
No.

Ø N ± .015
180-091

Shell Size
106 .896 (22.8) 11
107 1.016 (25.9) 13
108 1.141 (29.0) 15
109 1.266 (32.3) 17
110 1.391 (35.3) 19
111 1.521 (38.6) 21
112 1.641 (41.7) 23
113 1.766 (45.0) 25

Attaching a Cover to a Cable Assembly With a Solid Ring (Style B)

         

Install ring before molding or 
backshell installation

Solid Ring - Style B

ØM

Table V: Solid Ring Style B
Dash 
No.

Ø M ± .015
180-091

Shell Size
10 .593 (15.1) 11
12 .718 (18.2) 13
15 .890 (22.6) 15
17 1.015 (25.9) 17
19 1.140 (29.0) 19
21 1.265 (32.3) 21
22 1.343 (34.0) 23
24 1.484 (37.6) 25
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Notes
Solid ring style A dash numbers and shell sizes shown 
are for Glenair 180-091 fiber optic connectors only. 
Consult factory for additional sizes.

Notes
Solid ring style B dash numbers and shell sizes shown are for  
Glenair 180-091 fiber optic connectors only. 
Consult factory for additional sizes.
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pe660-023 and -024 • 660-049 and -050
MIL-DTL-38999 Series III Type 

Metal and Composite Protective Covers
Attachment Options

Attaching a Cover to a Cable Using a Split Ring or Slip Knot

   

Table VII: Split Ring Style C
Dash 
No.

Ø L ± .015
Dash 
No.

Ø L ± .015

50 .425 (10.8) 74 1.625 (41.4)
52 .485 (12.3) 76 1.750 (44.5)
54 .640 (16.3) 78 1.875 (47.8)
56 .750 (19.1) 80 1.980 (50.3)
58 .890 (22.6) 82 2.060 (52.3)
60 1.015 (25.9) 84 2.235 (56.9)
62 1.095 (27.9) 86 2.310 (58.7)
64 1.130 (28.7) 88 2.475 (63.0)
66 1.250 (31.8) 90 2.655 (67.6)
68 1.350 (34.3) 92 2.810 (71.4)
70 1.375 (35.1) 94 3.045 (77.5)
72 1.485 (37.8)

Attaching a Receptacle Cover to a Panel With a Screw

																	

Table VI: Eyelet Style D
Dash No. Ø K ± .015 180-091 Shell Size

01 .140 (3.56)
02 .182 (4.62)
03 .191 (4.85)
04 .197 (5.00)
05 .167 (4.24)
06 .125 (31.8) 11 thru 21
07 .218 (5.53)
09 .156 (3.96) 23 thru 25
00 No Eyelet
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