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Glenair High Density 
Fiber Optic System

C

180-122 (05)
GHD • Glenair High Density 

Fiber Optic Connection System
D38999 Style In-Line Receptacle Connector 

Glenair
High
Density

  
 

Material and Finish
Shell: See Table I, Page C-5.
Insert: High grade rigid dielectric, or Al Alloy/anodized - MFR’s option

How	To	Order

Product	
Series

Basic	No.

Material	and	Finish	
(Table I, page C-5)

05 =	In-Line
Receptacle

Alternate	Key	Position	
per	MIL-DTL-38999

A,	B,	C, D, or	E
N = Normal

180 - 122 NF 05 - 15 - 16 N

Shell	Size
(Table II,

page C-5)

Insert	Arrangement
(Table II, Page C-5)

GHD In-line receptacle connector

Master Keyway

Yellow Color Band

Alignment
Pin Hole,
Small

Ø FF
J Thread

05 - In-Line Receptacle

Alignment
Pin Hole,
Large

Red Color Band
Full Mate Indicator

A Thread
H

1.240 Max

G

.510 Max
Full Mate
Indicator
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C

180-122 (05)
GHD • Glenair High Density 

Fiber Optic Connection System
D38999 Style In-Line Receptacle Connector 

Table II: Shell Size
Shell 
Size

Code

Shell
Size

A 
Thread

G H
J 

Thread
Ø FF

B 11 .7500 -.1P -.3L-TS-2A
.144 (3.7)
.083 (2.1)

.823 (20.9)
.768 (19.5)

M15 X 1.0-6g 0.100R .840 (21.3)

C 13 .8750 -.1P - .3L-TS-2A
.144 (3.7)
.083 (2.1)

.823 (20.9)
.768 (19.5)

M18 X 1.0-6g 0.100R .963 (24.5)

D 15 1.0000 -.1P -.3L-TS-2A
.144 (3.7)
.083 (2.1)

.823 (20.9)
.768 (19.5)

M22 X 1.0-6g 0.100R 1.090 (27.7)

E 17 1.1875 -.1P - .3L-TS-2A
.144 (3.7)
.083 (2.1)

.823 (20.9)
.768 (19.5)

M25 X 1.0-6g 0.100R 1.275 (32.4)

F 19 1.2500 -.1P -.3L-TS-2A
.144 (3.7)
.083 (2.1)

.823 (20.9)
.768 (19.5)

M28 X 1.0-6g 0.100R 1.337 (34.0)

G 21 1.3750 -.1P - .3L-TS-2A
.171 (4.3)
.083 (2.1)

.791 (20.1)

.736 (18.7)
M31 X 1.0-6g 0.100R 1.463 (37.2)

H 23 1.5000 -.1P -.3L-TS-2A
.171 (4.3)
.083 (2.1)

.791 (20.1)

.736 (18.7)
M34 X 1.0-6g 0.100R 1.587 (40.3)

J 25 1.6250 -.1P - .3L-TS-2A
.171 (4.3)
.083 (2.1)

.791 (20.1)

.736 (18.7)
M37 X 1.0-6g 0.100R 1.713 (43.5)


