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Multi-Port Micro Miniature Rectangular Connector for High-Speed Wire-to-Board Applications


10G EthernetUSB 3.0HDMISATADisplayPort


Series 792


If you're looking for a rugged, versatile, multi-port, multi-gigabit connector, the Series 792 with shielded contact technology is an ideal solution. The 792 brings high-speed performance to the popular Micro-Crimp family of aerospace-grade ultraminiature rectangular connectors. Series 792 connectors provide from one to nine high-speed data ports in a single housing, saving size and weight compared to MIL-DTL-38999 or ARINC 600 connectors. Industry-standard AS39029-type contacts are compatible with AS6070 aerospace shielded data cables. Quadrax versions are intended for 100BASE-T or ARINC 664 Ethernet. El Ochito® Octaxial contact versions are designed for 1000BASET, 10G Ethernet, USB 3.0, HDMI and other protocols.


	Designed for avionics and other high-datarate aerospace applications
	Supported protocols include 10Gb Ethernet, USB 3.0, HDMI, and DisplayPort and SATA
	Dual-lobe scoop-proof shells prevent mating damage
	Available with optional polarizing keys
	1–9 size #8 ports, plus size #23 contact combo layouts
	Rugged environmental design with robust EMC performance
	Ideal for blind-mate applications



Cable connectors feature fluorosilicone rubber seals and grommets. Contacts snap into connector bodies and are removable. Combo layouts have size 8 high-speed contacts plus size 23 contacts for power and signal. Panel mount options include float mounts, O-rings, EMI springs, and guide pins. Shells are precision-machined aluminum available in three conductive finishes: electroless nickel (standard), nickel-PTFE, or black zinc-nickel. Board mount connectors have straight tails or 90° tails and are epoxy-sealed.
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792-001S
Plug Connectors, Snap-in, Rear Release Contacts

Size 8 quadrax or El Ochito® octaxial contacts. Rugged construction. Ultraminiature. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-001S cable connectors feature machined aluminum shells with polarizing lobes and scoop-proof interface for problem-free mating. size 8 quadrax and El Ochito® contacts are purchased separately. "Combo" arrangements are supplied with unassembled size 23 crimp socket contacts. Military-grade materials, finishes and construction.
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792-002P
Receptacle Connectors, Snap-in, Rear Release Contacts

Size 8 quadrax or El Ochito® octaxial contacts. Rugged construction. Ultraminiature. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-002P cable connectors feature machined aluminum shells with polarizing lobes. Scoop-proof interface for problem-free service. Snap-in size 8 contacts are purchased separately. "Combo" arrangements are supplied with unassembled size 23 contacts. Military-grade materials, finishes and construction.
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792-003S
Panel Mount Plug Connectors Snap-in, Rear Release Contacts

Size 8 quadrax or Ochito contacts. Blind mate. Panel mount with O-ring. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-003S panel mount connectors feature machined aluminum shells with polarizing lobes. Scoop-proof interface for problem-free service. Snap-in size 8 contacts are purchased separately. "Combo" arrangements are supplied with unassembled size 23 crimp contacts. Military-grade performance and construction.
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792-004P
Panel Receptacle Connectors Snap-in, Rear Release Contacts

Size 8 quadrax or Ochito contacts. Blind mate. Panel mount with O-ring. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. Machined aluminum shell with polarizing lobes. Size 8 contacts are purchased separately. "Combo" arrangements are supplied with unassembled size 23 crimp contacts. Military-grade performance and construction.
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792-013S
Float Mount Plug Connectors Snap-in, Rear Release Contacts

Size 8 quadrax or El Ochito® octaxial contacts. Rugged construction. Ultraminiature. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-013S connectors feature stainless steel floating alignment bushings for blind mating applications. Machined aluminum shells with polarizing lobes. Scoop-proof interface for problem-free service. Snap-in size 8 contacts are purchased separately. "Combo" arrangements are supplied with unassembled size 23 crimp contacts. Military-grade materials, finishes and construction.
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792-014P
Float Mount Receptacle Connectors Snap-in, Rear Release Contacts

Size 8 quadrax or El Ochito® octaxial contacts. Rugged construction. Ultraminiature. Series 792 connectors are intended for 10Gb Ethernet, USB 3,0 and other multi-gigabit protocols. 792-014P cable connectors feature stainless steel floating alignment bushings for blind mating applications. Machined aluminum shells with polarizing lobes. Scoop-proof interface for problem-free service. Snap-in size 8 contacts are purchased separately. "Combo" arrangements are supplied with unassembled size 23 crimp contacts. Military-grade materials, finishes and construction.
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Size 23 Crimp Contacts

Size 23 contacts fit 22-28 AWG wire. Compatible with Glenair Series 792 connectors only. Copper alloy with 50 microinches gold over nickel plating. These machined contacts conform to AS39029 performance requirements. Bulk packaged. Split-tine socket contact has stainless steel hood.

	Pin Contact
	Socket Contact
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Size 8 Differential Twinax Contacts

Differential twinax contacts accept 77 ohm and100 ohm shielded twisted pair cables. These snap-in, rear-release contacts fit Glenair Series 792 connectors. Crimp termination. 24 and 26 AWG versions. Gold-plated copper alloy. Supplied unassembled with sealing boot and instruction sheet.

	Pin Contact
	Socket Contact
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Size 8 Quadrax Contacts

Quadrax contacts are used for 100 Mbit/s Ethernet protocols including 100BASE-TX and ARINC 664. Crimp termination. Compatible with SAE AS6070/1 and other aerospace-grade quad data cable. Supplied as unassembled kit with sealing boot and instruction sheet. Contacts snap into connector body and are removable with plastic tool purchased separately.

	Pin Contact
	Socket Contact
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Size 8 El Ochito® Octaxial Contacts

El Ochito® contacts are intended for harsh environment military and aerospace data networks. These contacts have eight signal pins housed in a machined, gold plated outer contact. Crimp termination. Three versions- 10G Ethernet ("White"), SuperSpeed USB (“Blue”) and 100 ohm multi-gigabit ("Red"). El Ochito® contacts snap into Series 792 connectors. Supplied as unassembled kit with outer body, (8) inner contacts, shield crimp ferrule, insulators, and instruction sheet.

	Pin Contact
	Socket Contact
	El Ochito® White - 1000BASE-T, 10GBASE-T
	El Ochito® Blue - SuperSpeed USB
	El Ochito® Red - HDMI, DisplayPort, SATA
	Sealing Boot
	Components
	Technical Data
	Assembly Tools
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Cat 6A Cable for El Ochito® Contacts

	963-033-26 / -24
26 and 24 AWG S/FTP Cat 6A Cable
S/FTP 26 and 24 AWG cable has an individual foil shield around each data pair for reduced crosstalk and attenuation. This high data rate Ethernet cable features a unique cable jacket material and high-density construction that significantly reduces weight and diameter. Meets TIA568C.2 Category 6A requirement up to 65 meters for 26 AWG, 80 meters for 24 AWG. Qualified to SAE AS6070/5 and /6.
	963-003-26
26 AWG S/UTP Cat 6A Cable
S/UTP 26 AWG cable is small, lightweight and flexible. Twisted pairs are separated by a fluoropolymer spline for reduced crosstalk and attenuation. This 200°C cable is Skydrol resistant, RoHS compliant and meets FAA FAR Parts 23 and 25 Appendix F flammability requirements. Rugged, laser-markable PTFE jacket withstands abrasion and chemicals. Meets TIA568C.2 Category 6A performance up to 188 feet.
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SuperSpeed USB Cable for El Ochito® Contacts

	963-110
Aerospace Grade SuperSpeed USB Cable
High performance, high temperature cable delivers dependable signal integrity over longer cable lengths. Fluoropolymer jacket can be laser-marked. Low-skew SuperSpeed data pairs have individual braid shields. -65 to +200°C.
	963-118
Commercial Grade SuperSpeed USB Cable
90 ohm commercial-grade cable features PVC jacket. SuperSpeed data pairs feature low dielectric constant foamed PE insulation. Each SuperSpeed pair has an aluminized polyester shield. Overall shield is aluminum foil and aluminum wire braid.
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24 / 26 AWG Category 6A Ethernet Cable 963-037 / 963-122

Series 792 High-Speed Rectangular, specially designed for Airborne Ethernet applications

	963-037-24
Aerospace-Grade 24 AWG S/UTP Cat 6A Cable
S/UTP 24 / 26 AWG cable is specially designed for airborne 10 Gigabit Ethernet applications. Twisted pairs are separated by a fluoropolymer spline for reduced crosstalk and attenuation. This 200°C rated cable is Skydrol resistant, RoHS compliant and meets FAA FAR Parts 23 and 25 Appendix F flammability requirements. Laser-markable white PTFE jacket withstands abrasion and chemicals. Meets ANSI/TIA-568-C.2 Category 6A performance up to 246 feet.
	
963-122-1 Duralectric Lite Jacket

963-122-2 Polyurethane Jacket

963-122-3 FEP Jacket

Aerospace-Grade 26 AWG S/FTP 4-Pair High-Speed Cable


For use with El Ochito Red contacts. S/FTP 26 AWG cable has a foil shield around each data pair for reduced crosstalk and attenuation. High data rate cable jacket is avaialble in 3 material types incluing Duralectic Lite, polyurethane and FEP. The high-density construction significantly reduces weight and diameter. Meets ANSI/TIA 568-C.2 Category 6A requirements up to 65 meters (213 feet). Meets HDMI 2.0 and DisplayPort 1.2 up to 5 meters.
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963-127 and 963-120
HDMI and Display Port Cables

Series 792 High-Speed Rectangular, HDMI Cable Jacket

	
963-127-1 Duralectric Lite Jacket

963-127-2 Polyurethane Jacket

963-127-3 FEP Jacket

HDMI cable jacket is avaialble in 3 material types including Duralectic Lite, polyurethane and FEP. Meets electrical performance requirements for HDMI 2.0 and displayport 1.2.
	
963-120-1 Duralectric Lite Jacket

963-120-2 Polyurethane Jacket

963-120-3 FEP Jacket


HDMI cable jacket is avaialble in 3 material types including Duralectic Lite, polyurethane and FEP. Meets electrical performance requirements for HDMI 2.0 and displayport 1.2.
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792-005S
El Ochito® PCB Plug Connectors

Ultraminiature. High-speed. Epoxy sealed. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-005S connectors feature Ochito octaxial contacts with straight printed circuit board tails, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-006P
El Ochito® PCB Receptacle Connectors

Ultraminiature. High-speed. EMI protection. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-006P connectors feature straight printed circuit board tails, Ochito octaxial contacts, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-007S
El Ochito® PCB Plug Connectors, Panel Mount

Octaxial PCB contacts. Blind mate. Panel mount with O-ring. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-007S panel mount connectors feature machined aluminum shells with polarizing lobes. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-008P
El Ochito® PCB Receptacle Connectors, Panel Mount

Octaxial PCB contacts. Blind mate. Panel mount with O-ring. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-008P panel mount connectors feature machined aluminum shells with polarizing lobes. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-009S
El Ochito® Right Angle PCB Plug Connectors

Ultraminiature. High-speed. Right Angle Board Mount. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-009S connectors feature 90° PCB tails, Ochito octaxial contacts, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-010P
El Ochito® Right Angle PCB Receptacle Connectors

Ultraminiature. High-speed. Right Angle Board Mount. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-010P connectors feature 90° Ochito octaxial PCB tail contacts, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-011S
El Ochito® Right Angle PCB Plug Connector, Panel Mount

Ultraminiature. High-speed. Right Angle Board Mount. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-011S connectors feature 90° PCB tails, Ochito octaxial contacts, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-012P
El Ochito® Right Angle PCB Receptacles, Panel Mount

Ultraminiature. High-speed. Right Angle Board Mount. Series 792 connectors are intended for 10Gb Ethernet, USB 3.0 and other multi-gigabit protocols. 792-012P connectors feature 90° PCB tails, Ochito octaxial contacts, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.


	[image: Quadrax PCB Plug Connectors, Epoxy-Sealed Straight PC Tail Quadrax Contacts, 792-018S]	
792-018S
Quadrax PCB Plug Connectors

Board mount Quadrax contacts. EMI protection. Series 792 PCB mount Quadrax connectors are intended for 100BASE-T and ARINC 664 protocols. 792-018S connectors feature quadrax contacts with straight printed circuit board tails, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-019P
Quadrax PCB Receptacle Connectors

Board mount Quadrax contacts. EMI protection. Series 792 PCB mount Quadrax connectors are intended for 100BASE-T and ARINC 664 protocols. 792-019P connectors feature quadrax contacts with straight printed circuit board tails, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-020S
Quadrax PCB Plug Connectors, Panel Mount

PCB Quadrax contacts. Series 792 PCB mount Quadrax connectors are intended for 100BASE-T and ARINC 664 protocols. 792-020S connectors feature quadrax contacts with straight printed circuit board tails, machined aluminum shells and environmental protection. Fluorosilicone O-ring provides water-tight panel seal. Scoop-proof interface for problem-free service. Military-grade performance and construction. Contacts are sealed with epoxy and are non-removeable.
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792-021P
Quadrax PCB Receptacle Connectors, Panel Mount

Quadrax PCB contacts. Blind mate. Panel mount with O-ring. Series 792 PCB mount Quadrax connectors are intended for 100BASE-T and ARINC 664 protocols. 792-019P connectors feature quadrax contacts with straight printed circuit board tails, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-022S
Quadrax Right Angle PCB Plug Connectors

Board mount Quadrax contacts. EMI protection. Series 792 PCB Quadrax connectors are intended for 100BASE-T and ARINC 664 protocols. 792-022S connectors feature quadrax contacts with right angle printed circuit board tails, machined aluminum shells and environmental protection. Contacts are epoxy-sealed and are non-removeable. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-023P
Quadrax Right Angle PCB Receptacle Connectors

Right Angle PCB Quadrax. Ultraminiature. EMI protection. Series 792 Quadrax connectors are intended for aerospace applications relying on 100BASE-T and ARINC 664 protocols. 792-023P connectors feature 90° PCB tail quadrax contacts, machined aluminum shells and environmental protection. Optional EMI spring. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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792-024S
Quadrax Right Angle PCB Plugs, Panel Mount

Right angle PCB Quadrax contacts. Panel mount. Series 792 PCB mount Quadrax connectors are intended for high reliability aerospace applications using 100BASE-T or ARINC 664 protocols. 792-024S connectors feature quadrax contacts with right angle printed circuit board tails, machined aluminum shells and environmental protection. Contacts are epoxy-sealed and are non-removeable. Scoop-proof interface for problem-free service.
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792-025P
Quadrax Right Angle PCB Receptacles, Panel Mount

Right Angle PCB Quadrax. Ultraminiature. EMI protection. Series 792 Quadrax connectors are intended for 100BASE-T and ARINC 664 protocols. 792-025P quadrax connectors feature 90° PCB tails, machined aluminum shells and environmental protection. Scoop-proof interface for problem-free service. Military-grade performance and construction.
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799-164
EMI Banding Backshell for 792-001 and 792-002 Connectors

Two piece. EMI protection. 799-164 backshell is designed for Series 792 connectors with twinax, quadrax or El Ochito® contacts. Internal cable clamp maintains proper cable/contact alignment. Non-environmental. Backshell fits securely into groove in connector shell. Fits 792-001 and 792-002 connectors.
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799-160 and 799-161
Anti-Static Dust Caps for Series 792 Connectors

Black plastic dust caps fit Series 792 connectors. Molded from permanently anti-static LDPE, these caps protect connectors from contamination and static discharge. Friction fit.

	Permanently anti-static
	Non-sloughing
	ESD Protection
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799-162 Plug Cover and 799-163 Receptacle Cover
Metal Protective Covers for Series 792 Connectors

Machined Aluminum. IP68 Ingress Protection. Conductive Gasket. Protect Series 792 connectors with aluminum covers. Conductive fluorosilicone rubber gasket prevents moisture intrusion.

	Machined Aluminum
	IP68 Ingress Protection
	Conductive Gasket
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