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Micro-D Contact Arrangements

Face View Socket Connector – Micro-D Contact Arrangements 
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Micro-D Specifications

Micro-D Standard Materials and Finishes

Connector Shell, Metal

Aluminum Alloy 6061 In Accordance With SAE AMS-QQ-A-250/11: 

Plating code 1: cadmium with yellow chromate conversion coating in 

accordance with SAE-AMS-QQ-P-416, Type II, Class 3 
Plating code 2: electroless nickel in accordance with ASTM B733 

Plating code 4:  black anodize in accordance with MIL-A-8625 Type II Class 2 

Plating code 5: gold plated in accordance with ASTM B488 over electroless 

nickel in accordance with ASTM B733-90. Plating code 6: chem film in accordance with MIL-C-5541 Class 3 

Plating code 33: nickel-ptfe in accordance with M83513.Stainless Steel, 300 Series: Plating Code 3: Passivated In Accordance With SAE AMS 2700 

Connector Shell, Plastic Liquid crystal polymer, 30% glass-filled, in accordance with MIL-M-24519

Interfacial Seal
Fluorosilicone rubber in accordance with A-A-59588

Terminal Block, PCB (LCP & PPS) Liquid crystal polymer, 30% glass-filled or polyphenyl sulfide, 40% glass-filled in 

accordance with MIL-M-24519
Pin Contact (TwistPin) Beryllium copper, gold plated in accordance with ASTM B 488 Type II Class 1.27 

(50 Microinches minimum) Code C, over nickel underplate in accordance with 

SAE AMS-QQ-N-290, class 2, (30-150 microinches).Socket Contact Phos bronze in accordance with ASTM 139 gold plated in accordance with ASTM 

B 488 Type II Class 1.27 (50 Microinches minimum) Code C, over nickel underplate 

in accordance with SAE-AMS-QQ-N-290, Class 2, (30-150 microinches).

Encapsulant (Potting)
Epoxy resin, hysol EE4215/HD3561

Jackscrews, Jackposts, Float Mounts
Stainless steel, 300 series, passivated in accordance with SAE AMS 2700

Pigtail Wire, Insulated Hookup 

Wire Type E: silver-coated copper wire, extruded ptfe insulation, 600 volts rms, 

200°c., In accordance with NEMA HP3 (Replaces MIL-W-16878/4) with SAE  

AS 22759/11
Wire Type K: Silver-Coated Copper Wire, Extruded PTFE insulation, 60 volts RMS, 

200° C., in accordance with SAE AS 22759/11
Wire Type J: high-strength silver-coated copper alloy wire, crosslinked modified 

ETFE insulation, 600 volts rms, 200° c., In accordance with SAE AS 22759/33
Pigtail Wire, Uninsulated

Wire Finish Code 3: solid copper wire in accordance with A-A-59551, gold-plated, 

solder dipped in 63/37 tin-lead  Wire Finish Code 4: solid copper wire in accordance with A-A-59551, gold-plated 
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Part No. Description
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500-011 EMI/RFI Shield Sock Round Cable Entry Backshell

M-10

500-012 Qwik-Ty Strain Relief Backshell

M-25

500-017 Metal Protective Covers with Silicone Rubber Gasket

N-5

500-037 Metal Protective Covers with Silicone Rubber Gasket for Rear Panel Mounted Micro-D
N-5

500-047 EMI/RFI Elliptical Banding Backshell

M-14

500-107 Metal Protective Covers with Silicone Rubber Gaskets

N-7

507-035 Potting Shell

M-26

507-088 Composite EMI/RFI Round Cable Entry Backshell

M-12

507-142 EMI/RFI Dual Entry Round Cable Banding Backshell

M-8

507-145 EMI/RFI Split Shell Banding Backshell with Screwlocks

M-9

507-146 Round Cable Entry Strain Relief Backshell with Saddle Bar Clamps

M-24

507-175 Straight, Top, and 45° Entry EMI/RFI Elliptical Banding Backshell

M-15

507-178 EMI/RFI Elliptical Split Shell Banding Backshell

M-21

507-198 Saddle Bar Strain-Relief Backshell

M-23

507-296 EMI/RFI Elliptical Metal Shell Backshell

M-19

507-297 Side Entry EMI/RFI Lightweight Metal Shell Backshell

M-17

780-555 “Marshal Bean” Protective Rubber Covers with Tether Rope

N-9

2470-1048 Combo Micro-D Filter connector

G-34

GHTM Back-To-Back Cable Assemblies

J-10

GHTM Right Angle Printed Circuit Board Headers

J-13

GHTM Solder Cup Connectors

J-3

GHTM Insulated Wire Connectors

J-7

GMDE Environmentally Sealed Rear Panel Mount Connector

B-23

GMDR Insulated Wire with Right Angle Exit Connector

B-21

GMLM MasterLatch™  Latching Micro-D Connector

B-29

GMPM Solder Cup

F-3

GMPM Pre-Wired

F-6

GMPM Printed Circuit Board Connector

F-9

GMR 7580 Vertical Mount Connector

C-32

GMR 7580C Compact Flange Vertical Mount Connector

C-40

GMR 7590 Right Angle Mount Connector

C-36

GMR 7590C Compact Flange Right Angle Mount

C-44

GMSM Solder Cup, Solid Wire and Insulated Wire Connectors

D-2

GMSM Right Angle PCB Connectors

D-5

GRPM Solder Cup Terminated Rear Panel Mount Connector 

B-2

GRPM Insulated-Wire Rear Panel Connector

B-4

GRPM Uninsulated Solid Wire Rear Panel Connector Connector

B-6

GRPM-CBR Condensed Board Right Angle, Rear Panel Mount Connector

C-4
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GRPM-CBS Condensed Board Straight, Rear Panel Mount Connector
C-2

GSWM Spacewire Cable Assembly with Back-to-Back or Single Ended Wiring
B-27

MLDM Solder Cup Contacts

E-3
MLDM Metal Shell Insulated Wire Pigtails

E-5
MLDM Metal Shell Solid Wire Termination

E-7
MLDM Metal Shell Back-To-Back Cables

E-9
MLDM Metal Shell Right Angle Printed Circuit Board

E-11
MWDL Plastic Shell Solder Cup Termination

E-15
MWDL Plastic Shell Insulated Wire Pigtails

E-17
MWDL Plastic Shell Solid Wire Termination

E-19
MWDL Plastic Shell Back-To-Back Cables

E-21
MWDL Plastic Shell Right Angle PCB

E-23
MWDM Solder Cup Connector

B-8
MWDM Insulated Wire Connector

B-10
MWDM Back-To-Back Unshielded Cable Assemblies

B-12
MWDM Shielded Cable Assemblies, Untwisted and Twisted Pair

B-14
MWDM Uninsulated Wire Connector

B-19
MWDM -BR Board Right Angle, Thru-Hole Connector

C-10
MWDM2L Sav-Con® Connector Saver

N-2
MWDM-BS Board Straight, Vertical Mount Thru-Hole Connector

C-6  
MWDM-CBR Condensed Board Right Angle Mount, Thru-Hole Connector

C-14
MWDM-CBS Condensed Board Straight .075 Inch Spacing Connector

C-20
MWDM-SMR Right Angle Surface Mount Connector

C-28
MWEB-128P Vertical Mount Backplane Connector 

P-3
MWEB-128S Straddle Mount Card-Edge Connector

P-4
MWEB-128S Right Angle Board Connectors

P-5
MWEB-184P Vertical Mount Backplane Connector

P-6
MWEB-184S Straddle Mount Card-Edge Connector

P-7
MWEB-184S Right Angle Board Connector

P-8 
MWEB2L Pre-Wired and Solder Cup Connectors

P-9
MWKQ2L6 thru 2L9 Quick Disconnect Micro Circular Connectors

P-10
Anti-Static Thermoplastic Dust Caps and Fluorosilicone Interfacial Seals

N-4
Stainless Steel Jackpost Kits, Rear Panel or Rear Panel PCB for Mil Spec and Commercial Parts N-12
Stainless Steel Jackscrew Kits with E-Rings for Mil Spec and Commercial Parts

N-10
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