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Size 22HD Thermocouple Pin and Socket Contacts

Thermocouple Contacts. Size 22 high density thermocouple contacts for use in harsh 
environment, temperature measuring applications. Contacts are crimp termination 
type. 

Termination Tools
850-145:
 Crimp Tool: 809-015 (M22250/2-01)
 Positioner for 850-145-1: 809-005
 Positioner for 850-145-2: 809-057
 Insertion/Extraction Tool: 809-088

850-144:
 Crimp Tool: 809-015 (M22250/2-01)
 Positioner for 850-144-1: 859-147
 Positioner for 850-144-2: 859-148
 Insertion/Extraction Tool: 809-088

Pin Contact 850-144

Socket Contact 850-145

Table I: Contact Part Numbers, Material Type and Color Band
PART NUMBER COLOR BAND

PIN SOCKET MATERIAL TYPE
1ST
BAND

2ND
BAND

850-144-1A 850-145-1A IAW ASTM-E230, TYPE K (-) RED NONE
850-144-1C 850-145-1C IAW ASTM-E230, TYPE K (+) YELLOW NONE
850-144-2A 850-145-2A IAW ASTM-E230, TYPE K (-) RED BLUE
850-144-2C 850-145-2C IAW ASTM-E230, TYPE K (+) NONE BLUE

Table I: Wire Accomodation Diameter
PART NUMBER

A DIAPIN SOCKET
850-144-1A 850-145-1A

.0335 (0.851) - .0355 (0.902)
850-144-1C 850-145-1C
850-144-2A 850-145-2A

.0229 (0.582) - .0245 (0.622)
850-144-2C 850-145-2C

COLOR BANDS

2ND

1ST

.055 (1.40)

.053 (1.35) 

.130 (3.30)
MIN

.474 REF
(12.04)

.311
(7.90)

.034 (0.86)

.029 (0.74) 

.165 (4.19)

.161 (4.09) 

A

Ø .048 (1.22) /.046 (1.17) 

.0305/.0295
(0.77/0.75) COLOR BAND #1

Ø

.026/.021
(0.66/0.53)

HOOD

MATES TO 
.030(0.76) PIN

.130 (3.30)
MIN

A

.055/.053
(1.40/1.35)

Ø .048/.046
(1.22/1.17)
COLOR BAND

.452 (11.48)
MAX

1.65/.160
(4.19/4.06)

.287(7.29)
MAX

2ND

1ST

COLOR BANDS

Ø

RECOMMENDED WIRE
STRIP LENGTH

.145 (3.68) 

.135 (3.43) 


