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Glenair MIL-DTL-38999 Series II Type
Low-Profile Filter Connector with Bayonet Coupling

Master How to Order • Part Number Breakdown

Capacitance
(See Table V) 

Insert Arrangement
Per MIL-STD-1560

Filter 
Connector 

Product 
Code

MIL-DTL-38999 
Series II

Flange Mounting Style
N - Not Applicable/Mfgs. Option
H - Chamfered Holes
C - Clinch Nuts (4-40 UNC)
M - Metric Clinch Nuts (M3)

Connector 
Class

(See Table I)

Shell Style
W - Wall Mount
J - Jam Nut
A - Connector Adapter

Filter Type
P - Pi Circuit
C - C Circuit

Consult Factory for Additional 
Filter Types, TVS Diodes, and 
other Custom Filter Connector 
Configurations.

Contact Gender
P - Pin
S - Socket
PS - Conn. Adapter
 (Pins, Plug Side)
SP - Conn. Adapter
(Sockets, Plug Side)

TABLE I: CONNECTOR CLASS
SYM CLASS MATERIAL FINISH DESCRIPTION

M Environmental Aluminum Electroless Nickel

MT Environmental Aluminum Ni-PTFE 1000 Hour GreyTM

Nickel Fluorocarbon Polymer

NF Environmental Aluminum Cadmium O.D. Over Electroless 
Nickel

P Environmental Stainless 
Steel Electro-Deposited Nickel

ZN Environmental Aluminum Zinc-Nickel Over Electroless Nickel

H2 Hermetic Stainless 
Steel Electroless Nickel

Alternate Key Position
Per MIL-DTL-38999

A, B, C, D, N = Normal
U = Universal

(Connector Adapters Only)

Termination*
S - Solder Cup
P - PC Tail

*Omit for Connector Adapter.

240 - 382  J    M  15-35  P   S   P   A   C   N

TABLE II: CAPACITOR ARRAY CODE
CAPACITANCE RANGE

CLASS PI - CIRCUIT (pF) C - CIRCUIT (pF)

X* 160,000 - 240,000 80,000 - 120,000

Y* 80,000 - 120,000 40,000 - 60,000

Z* 60,000 - 90,000 30,000 - 45,000

A 38,000 - 56,000 19,000 - 28,000

B 32,000 - 45,000 16,000 - 22,500

C 18,000 - 33,000 9,000 - 16,500

D 8,000 - 12,000 4,000 - 6,000

E 3,300 - 5,000 1,650 - 2,500

F 800 - 1,300 400 - 650

G 400 - 600 200 - 300

* Reduced DWV – Please consult factory.


