GTBAND GTC SERIES * MIL-DTL-55302 TYPE ,
Rectangular 1/0 and Printed Circuit Board Connectors lenair:

GTCA-SC straight PCB connector socket contact receptacle with solder
cup terminated socket contacts, mounting ears and .075" spacing

GTCA-SC Series rectangular size #24 PCB receptacles are designed for use with
printed circuit sub-assemblies requiring single-sided, double-sided, and multilayer
printed wiring in accordance with MIL-DTL-55302. Connector features solder cup
termination with socket contacts on .075” centers. Terminals are solder-dipped
in 60/40 tin lead and available with optional gold-plated terminals. Parts are
manufactured from non-magnetic materials.

HOW TO ORDER

Sample Part Number GTCA 60 | S | SC | -X |-513
GTCA = PCB connector with

NOTES

1. Refer to drawing GTC for hardware
option details on page 46
2. Performance specifications: mounting ears, .075” spacing
« Current Rating: 3 AMP -10, -20, -30, -40, -50,
- DWV: 750 VAC sea level (AP els -60, -70, -80, -90, -100
- Insulation resistance: 5000 megohms

Series

o Contact Type S = socket

minimum @ 500 VDC U ¢
« Contact resistance: 7 milliohms Termination Type SC = solder cup; see termination detail below
. Oper?tlng temperature: -65° C. to Omit for none

+125°C. -X = guideset, full round
- Mating force (Max): _ -Y-# = guideset, polarized

(4 Ounces) X (# of Contacts) Hardware Option -F = fixed jackset
- Durability: 2000 Mating Cycles Seenote 1 -S = turning jackset, slotted head

-N = turning jackset, hex head, long
-M = turning jackset, slotted head, medium long
-L = turning jackset, slotted head, long

3. Materials and Finishes
- Insulator: polyphenylene sulfide (PPS) or
liquid cystal polymer (LCP) Gold-Plated Terminals are solder-dipped in 60/40 tin-lead solder.
« Contacts: copper alloy, gold over nickel PN R e Ko Y: Ol For gold-plated terminals, add code -513
plating
« Hardware: copper alloy, nickel plated

and/or 300 series stainless steel, E
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Dimensions in Inches (millimeters) are subject to change without notice.



