SERIES 973
PowerPlay™” High-Power Connectors and Cables

971-010 Micro-Crimp PowerPlay Rectangular
Plug with Safe-Touch Crimp-Removable Contacts

HOW TO ORDER

Sample Part Number 971-010 -ME E-2 S | A

Rectangular Plug with Crimp

b e Removable Contacts

MT = Aluminum, Nickel-PTFE
Connector Finish ME = Aluminum, Electroless Nickel
and Material TZ = Aluminum, Tin-Zinc

Z1 = Stainless, Passivated

MATERIAL/FINISH Shell Size and Insert

= Shell: per How to Order Table Arrangement

= Seal/Grommet: hi-temp silicone
rubber

= Contacts: copper alloy / gold
with stainless steel Crown Ring
and thermoplastic safe-touch tip

= |nsulator: hi-temp composite

See Shell Size and Insert Arrangement Table

Contact Type See Contact Type Table

A = Environmental, with Banding Platform; (P/N 979-010)
B = Strain Relief (979-014) Omit = Supplied Without Backshell

Backshell Style

SHELL SIZE / CONTACT ARRANGEMENTS - FACE VIEW, PIN INSERT

(2X 405) [=—=t—(405)

NOTES

= 971-010 plugs mate with 971- 3 - . .
011/-012/-013 receptacles of A-2 2XSize #8 B-3 3XSize #8 B-4 2X Size #8 / 2X Size #20
the same size, layout and the == (520) ~—=r(2X 520 (600)

opposite contact gender. 1 2 1 ) 1 2
= See contact drawings for crimp @ @ @ @ @ Q Q

and removal tools.

* Electrical performance: C-2 2XSize #4 D-3 3X Size #4 E-2 2X Size #2

= DWV: 5000 VAC pin-pin and (725) (2X .725)
pin-shell (sea level) e

1 2 1 2

| |
= Insulation resistance: 5000 ! 2 3 3
megohm min at 500 VDC Q Q Q @ ® ® ® ®
| wmeseaune | F3 3XSize #2 G2 2XSize 40 H3 3XSize #0

MICRO-CRIMP POWERPLAY RECTANGULAR

Cor.\tact Wire Diameter Range
Size
20AWG .040-.083 (1.02-2.11) CONNECTOR CONTACT TYPE
8AWG .209-.277 (5.31-7.04) cz::::t Description Contact P/N
4AWG -323-391(8.20-9.93) A Pin Connector, No Contacts N/A
2AWG 400-477 (10.16-12.12) Pin Connector, Crown Ring Pin Contacts 850-325
1/0 486-.572 (12.34-14.53) P Pin Connector, Crown Ring Pin Contacts 850-325 and
and 39029 type Size #20 contacts (insert arrangement B-4 only) 850-202-20
FINGER-PROOF CONTACTS G Pin Connector, Reduced Crimp Barrel Crown Ring Pin Contacts (for 850-325
Sia Pin Sadle: Size #8 and Size #4 contacts only)
s Yes Yes Socket Connector, No Contacts N/A
" 7 7 Socket Connector, Crown Ring Socket Contacts 850-326
es es
S Socket Connector, Crown Ring Socket Contacts 850-326 and
2 Yes Yes and 39029 type Size #20 contacts (insert arrangement B-4 only) AS39029/56-351
1/0 Yes No Socket Connector, Reduced Crimp Barrel Crown Ring Socket
H : . 850-326
Finger-proof to IEC 60529 Level IP2X Contacts (for Size #8 and Size #4 contacts only)
(Rated voltages Not exceeding 1,000
VAC or 1500 VDC)
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SERIES 973 Power
PowerPlay™” High-Power Connectors and Cables

971-010 Micro-Crimp PowerPlay Rectangular
Plug with Safe-Touch Crimp-Removable Contacts

PLUG DIMENSIONS a—
C <l:
D —1
© 1 o) ),
N o - . , %
© [®) i
JACKSCREW, |
MATING E SCREW HEX DRIVE ‘ )
HARDWARE m
.12 TO BACKSHELL - L
MOUNTING SURFACE m
Shell Size A B C D E Hex Size >
A 1.82 (46.23) <
0.78 (19.81
B 2.23 (56.64) ( ) |
c 2,05 (52.07) 59 (14.99) 1.03 (26.16) 9/64"
. . .90 (22.86 s
D 2.57 (65.28) (22.86) o
E 2.30 (58.42 99 (25.15 5/32" L]
( ) ( ) 1.40 (35.56)
F 3.09 (78.49) 1.00 (25.40) 65 (16:51) ;
G 2.74 (69.60) 1.13 (28.70) ' . 1.44 (36.58) 316" O
H 3.46 (87.88) ’ ’ ’ ’
Q.
Q.
979-010 BACKSHELL (INCLUDED WITH “A” OPTION) 979-014 BACKSHELL (INCLUDED WITH “B” OPTION) o
*‘ GBot;tGroove . - : | i /: Csaptivlatel((i C ( I )
I e L ‘ o @)
I i [
B 1 S B i ol ‘ : oc
| s 5 = S - U
H - Band Platform 1 :“ ) I
k=
18
Size A (B) C ® | E | F | G |HBandsSize ‘ P Thread Typ. Typ 1
A | 1604064 | (0.60) - Size A B C Max. D E F Min. G HThd.
078198 | 039)| 4o A | 160 [ 078 [ 120 | 1Mo | 035 | 065 |0
B | 2.00(50.80) | (0.90) 270 | 060 | Glenair Micro- (4206604) (109.73;1) (]314;"15) %81:3) (.?35725) (105~9521)
C | 18suedt) | 08)| s | ag| 12 (6861 0152 Band O8°W) B | oos0) | o8 | @ron | ese) | o) | @3 B0
D | 2350969 | (20 | 491 30.99) c | s ] o [ [ [ o3 [ 08 a4
sl : (46.48) | (2286) | (36.83) | 29.85) | (952) | @) |9FPC
E | 200(5080) | (102) | 099(2515) 235 | 090 | 1840 | 15 | 0355 | 17
09| 5imy e D | 069 | @286) | 467 | 98 | 052 | @aze) |*P O
F | 27(6883) | (12) | 1.00(2540) 30 | 15 Stan%g;‘;gan ] £ | 200 [ 099 | 160 | 1205 | 0355 | 105 | 048
6 | 2m6020) | 122 o | 60| 88 A (50.80) | (515) | (4115) | (061 | (952) | (6.67) | (1219)
113(2870) | (067) | - £l o2m | 100 | 225 | 1sts | 0500 | 149 | 048
H | 3090849 | (1.82) (41.40) (68.83) | (25.40) | (57.02) | (3848) | (1270) | (37.85) | (12.19)
27 | 1B | 195 | 1515 | 0500 057
G | (6020 | 870) | @091 | 848) | (270) |DBOB)| (14gg) | 632
wo| 309 | 1B | asw0 | ass | osw0 | 1 | 05
(7849) | (870) | (645) | (3848) | (1270) | (4521) | (14.48)
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