SERIES 973
PowerPlay™” High-Power Connectors and Cables

973-004 SuperNine Series | Bayonet PowerPlay
00, DO, CS Panel-Mount Receptacles

HOW TO ORDER
Sample Part Number 973-004 | - (00| ME | 13-1 | P | N
Basic Part Number Bayonet PowerPlay Connector

- = Accessory Thread and Teeth
Rear Accessory Option B = Banding Configuration with Groove
for Shrink Boot

00 = Receptacle, Panel-Mount with Slotted Holes
Connector Style DO = Receptacle, Panel-Mount with Round Holes
CS =Receptacle, Panel-Mount with Standard Clinch Nuts

NF = Aluminum, CAD/O.D. Over Electroless Nickel
Connector Finish MT = Aluminum, Nickel-PTFE TZ = Aluminum, Tin Zinc
ME = Aluminum, Electroless Nickel ~ Z1 = Stainless, Passivated

MATERIAL/FINISH
. L Size and Layout See Contact Layouts Table

= Housing and coupling ring per

How to Order Table Contact Style See Contact Style Table
= Seal/Grommet: silicone blend Polarization: A,B,CD,EF,G N
= Contacts: copper alloy / gold
® Insulator: hi-temp composite SHELL SIZE / CONTACT ARRANGEMENTS (FACE OF PIN INSERT)
NOTES

= 973-004 mates with only 973-
004 of the same size, layout, and
polarization and the opposite
gender.

= Consult factory for crimp tools
and accessory selection.

= Connectors use standard
mounting cutouts and accessory
threads and teeth per MIL-
DTL-38999 Series Ill.

= Electrical performance:
= DWV: 5000 VAC pin-pin and

pin-shell (sea level)
= |nsulation resistance: 5000
megohm min at 500 VDC

SUPERNINE SERIES  POWERPLAY BAYONET

POLARIZATION K AND K VA

Shell | Polarization | Minor Key/Keyway Rotation
Size Code A° B° () D°
N 95 | 141 | 208 | 236
A 13 | 156 | 182 | 292
1n B 90 | 145 | 195 | 252
13 C 53 | 156 | 220 | 255
D 19 | 146 | 176 | 298
15 E 51 | 141 | 184 | 242
F 77 141 | 220 | 273
G 66 | 156 | 176 | 236
N 80 | 142 | 196 | 293
17 A 135 | 170 | 200 | 310
19 B 49 | 169 | 200 | 244
21 C 66 | 140 | 200 | 257
D 62 | 145 | 180 | 280
23 E 79 1153 | 197 | 272
25 F 95 | 150 | 180 | 235
G N5 | 157 | 185 | 270 15-3«1X #8 and 2X #20 | 17-3 < 1X #4and 2X #20 | 19-A3 «1X #2 and 2X #20 | 21-3 « IX #1/0 and 2X #20
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SERIES 973 Power
PowerPlay™” High-Power Connectors and Cables

973-004 SuperNine Series | Bayonet PowerPlay
00, DO, CS Panel-Mount Receptacles

00, DO AND CS PANEL-MOUNT AND IN-LINE RECEPTACLE DIMENSIONS |_
2X B FOR DO AND 00 STYLES LL]
2X B'FOR CS STYLE .090 (2.29) FOR Z
FOR THE (CS) CONNECTOR STYLE SIZES 11 THRU 19
— 4X CLINCH NUTS WITH L THREADS o |-—.120(3.05) FOR O
MASTER [€]£.005 (0.13)@] SIZES 21 THRU 25
.090 (2.29) FOR KEYWAY >
SIZES11THRU19 __, @ PP A] 075 ~—.060 (1.52)
120 (3.05) FOR H JTHREAD“'QUj ‘* 380 (9.65) <]:
SIZES 21 THRU 25 L X >~
o
. 4X C 4XD 4XC 2X HH >_
2XJJ <
M1 _ || L —
L1 4XE 1008 - 1 140+.020 Q.
BANDING CONNECTOR SLOTTED OPTION (25.60) (3.56+0.51)
PANEL THICKNESS = T1IN - o\NEcnom crr IS CONNECTOR L1 BANDING CONFIGURATION Lo
CONTACT LAYOUTS TABLE 45 THRU HOLES @ E 4XF STYLE (00) L]
THREADED CONNECTOR PANEL THICKNESS
ALL SIZES: 350 (8.89) MAX.
Shell Size- ,
contactr | BSO B'Sq CBsc D Bsc E F JThread LThread M1 L1 Max T1 Max O
R 1.043 (26.49) 1.187(30.15) g
11| [0o0se | 1wrpony | 0SRQ0E) | 07m9(1826) oy | MEXLO-690100R 0.821(2085) | 1600(40.64) | 15038) | (O
131 | MBSO | 1IBB25) 0000307 | 081 (0.62) 0.186(472) | 118 X1.0-69 0.100R 0.821(20.85) | 1600(40.64) | 150 381)
1.114(28.30) 1.241(31.52) m
15-1 1.232(31.29) 1.293 (32.84) .181(4.60) g 0.821(20.85) | 2.000 (50.80) | .300(7.62)
153 | 12080068) | 1253183 | SO @A6) | S06{B0) 165 4.19) | M2X1.0-690100R 08212085) | 16004064 | 5038 | LLJ
17-1 0136 (3.45) 0.821(20.85) | 2.000(50.80) | 300(7.6) | ——
172 1BE) | 476650 | 0 nce | ogs0pagy | 206 wosxiosaoroon T PINGSB Cogross) [1eo0wose | ws06s) | (YT
17-3 1299 (32.99) | 1.342(34.09) : : ’ : 099, 0.821(20.85) | 1.600 (40.64) 1150 (3.81) | | |
17-4 0.202 (5.13) 0.821(20.85) | 1.600 (40.64) 150 (3.81) m
19-3 1.449 (36.80) | 1.531(38.89) 0.186 (4.72) ’ 0.821(20.85) | 1.600 (40.64) 1150 (3.81)
19-A3 | 1450620) | 1491(r.7) | 5036 | 10622657) M28 X1.0-69 0:100R 08212085) | 20006080 | 30080 | | |
21-3 1.575(40.00) | 1.625(41.28) g 0.791(20.09) | 2.000(50.80) | .300 (7.62)
21-4 | 1551(0.40) | 1585(4026) | 'B0CI7) | 1156(2936) M31X1.0-69 01008 0791(2009) | 1600(40.64) | 125338) 7
232 | 0 ((fgég) b ngg)) 13753492) | 1250 31.75) M34X1.0-69 0.100R 07912009 | 1600(4064) | 150318 | ——
252 [ e | asws e g;}; e ((5533 138-32UNC3B | 0791(20.09) | 2000 (50.80) | 300(7.62 Z
25-4 1'799 (45.69) 1.835 (46. 61) 1.500 (38.10) 1375 (34.92) ’ : ° ’ M37 X1.0-6g 0.100R 0.791(20.09) | 1.600 (40.64) 125(3.18) m
25-10 i } ) ) 0.791(20.09) | 1.600 (40.64) 125 (3.18) L I
. Q_
| wireseALING | CONTACT STYLE PANEL CUT OUT FOR PANEL-MOUNT RECEPTACLES >
cor.‘tad Wire Diameter Code Description PN @ N NIN. FOR BACK PANEL MOUNT
Size A Pin Connector, No Contacts @ P MIN. FOR FRONT PANEL MOUNT (f)
20 | .040-.083(1.02-2.1) Pin Connector, Crown Ring Pin Contacts 850-325 O
16 | .065-.109 (1.65-2.77) Pin Connector, Size #4 Crown Ring Pin Contacts 850-325 and 2X$10RS2
s 205-277 (317,04 and 39029 type Size #16 Pin Contacts (ins. arr. 2510 only) | 850-344-16 FOR BACK PANEL MOUNT
209-277 (5.317.04) P Pin Connector, Size #8 or #4 Crown Ring Pin Contacts 850-325 and o A |
4 323-.391(8.20-9.93) and 39029 type #20 Pin Contacts (arr. 17-4, 21-5,15-3, 17-3) 850-202-20 4XBR
_ R Pin Connector, Size #2 or #0 Crown Ring Pin Contacts 850-325 and
2 | 40-477 (0161212 and 39029 type #20 Pin Contacts (arr 19-A3, 21-3) 85034620 | el umin | OPMin | ORHoles | S1Bsc | S2Bsc
0  |.486-572(1234-14.53) G Pin Connector, Reduced Crimp Barrel Crown Ring Pin 850325 Size
2 DROO Contacts (for Size #8 and Size #4 contacts only) 11 ]0.796 (20.22)|0.625 (15.88) 0.812(20.62)|0.719 (18.26)
ONTA B Socket Connector, No Contacts 13 ]0.922(23.42)|0.750 (19.05) 0.906 (23.01)|0.812 (20.62)
Size Pin Socket Socket Connector, Crown Ring Socket Contacts 850-326 15 |1.047(26.59)| .906 (23.01) | 0.133(3.38) | .969 (24.61) | .906 (23.01)
8 Yes Yes Socket Connector', Size #4 Crown Ring Socket Contacts 850-326 17 11.219(30.96)[1.016 (25.81)| 0.123 (3.12) |1.062 (26.97)|0.969 (24.61)
4 Yes Yes and 39029 type Size #16 Socket Contacts (arr. 25-10 only) 850-309 19 |1.297 (32.94)|1.141 (28.98) 1.156 (29.36) | 1.062 (26.97)
2 Yes Yes S Socket Connector, Size #8 or #4 Crown ng Socket Contacts 850-326 and 21 |1.422 (36.12)|1.266 (32.16) 1.250 (31.75){ 1156 (29.36)
W TR SRR, S L i o L
0 es f =
Fnoerradf o EC 559 and 39029 type £20 Socket ontads (. 0.3, 713 oS3 20 | |25 1.672(42.47) 1.484 37.69)| 0.149 (3.78) [1.500 (38.10) 1.375 (34.92)
Level IP2X (Rated voltages Not H Socket Connector, Reduced Crimp Barrel Crown Ring Socket 850-326
exceeding 1,000 VAC or 1500 VDC) Contacts (for Size #8 and Size #4 contacts only)
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