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Glenair: Your MIL-DTL-38999 QPL Source
Glenair is the service, support, and availability leader 
for the interconnect industry
§ Short lead times including same-day 

inventory
§ Support for odd contact arrangements and 

polarizations
§ 100% made-in-America technology
§ “No gap” product line
§ Solution bundling: one-stop-shopping for 

connectors, backshells and accessories, 
boots, bands, and so on



Superior Component Part Technology
For QPL 38999 Series III and SuperNine® Connectors

Exclusive Glenair design improvements
ü Socket Insulator
ü Ratchet Spring
ü Ratchet Teeth
ü Interfacial Seal
ü Peripheral Seal
ü Integrated EMI Band Platform
ü Improved Bonding/Grounding
ü Anti-corrosion/improved grip knurling



MIL-DTL-38999 Qualified Connectors / 
Platings
§ Connector Styles

D38999/20 (wall-mount receptacle)
D38999/24 (jam nut receptacle)
D38999/26 (plug)

§ Plating classes 
F (electroless nickel, 48 hr. salt spray)
G (space-grade electroless nickel, 
48 hr. salt spray, RoHS compliant)
T (Nickel-PTFE, 500 hr. salt spray, 
RoHS compliant)
W (cad/O.D. over electroless nickel, 
500 hr. salt spray, non-RoHS compliant)



Commercial Equivalent Part Numbers
With plating options not available in QPL series

§ Commercial equivalent part numbers
233-105-20 (wall-mount receptacle)
233-105-24 (jam nut receptacle)
233-105-26 (plug)

§ Non-qualified plating options
ZR (black zinc-nickel, 500 hr. salt spray, RoHS compliant)



Application Note on Nickel-PTFE Plating
Connector accessory standard vs. 
connector standard

§ Glenair 1000 Hour Grey (MT) rated to 
1000 hrs. salt spray for accessories (non-
dynamic test)

§ Glenair Nickel-PTFE (MT) and MIL-DTL-
38999 Series III (T) rated to 500 hrs. salt 
spray for connectors (dynamic test)



Full MIL-STD-1560 Contact Arrangement Coverage
Including high-density and combo contact arrangements

Glenair is a 
qualified supplier 

of the G29 
(21-29) 

1560 contact 
arrangement



Also available: 

With special features not available in the QPL series

1500 Mating Cycle 
Environmental

High-Pressure Pin and 
Socket Hermetic

Ruggedized
 RJ45 and USB

Tight Tolerance 
Fiber Optic

Special PCB 
Standoff Series

Connector Saver 
Go-Betweens

Hermetic and 
Environmental Feed-Thrus

EMI/RFI Filters and TVS 
Diode EMP Connectors

High-Speed
Environmental

Piston-Seal Transition 
Zone Submersible



Enhanced-performance D38999 type environmental connectors

§ Extended durability contacts and coupling 
nut: 1500 mating cycles, low-corrosion 
knurling

§ Integrated band porch
§ Extensive PC tail offerings
§ Ground spring equipped plug
§ Standard 1560 arrangements plus HD 

and shielded contact inserts
§ IP68 sealing standard
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