RF, Microwave, and mmWave Interconnects Q‘f SuperNine®

SuperNine RF Multi-Port Circular Connectors

2333-2002 How-to-Order
Bulkhead Feed-Thrus Code Red Lightweight Hermetic

PART NUMBER
G D D E R E D 2333-2002

Base P/N  2333-2002

07 | ME | MRF1 | N

Bulkhead -D0 Wall Mount Feed-Thru with Round Holes
Feed-Thru Style -07 Jam Nut Mount Feed-Thru

NF Alum/ Cad/O.D. over Electroless Nickel
ZR Alum/ Black Zinc-Nickel
Material/ Finish ME Alum/ Electroless Nickel
Z1 SST/ Passivate
ZL SST/ Electro-Deposited Nickel

Size and Layout  See Contact Arrangements Table

Polarization A,B,C,D,E, N = Normal

SuperNine RF Size 8 Contact Arrangements

NOTES

B Pin-Pin bulkhead feed-thru ) L @A

B Mates with 233-290 connectors with size #8 Q @
BMB socket contacts for performance up to ©B
18 GHz

B Hermetic Sealing: 10-7 ccHe at 1ATM

| O.p(_erating Temperature: Arrangement No. Sﬁlﬁfs; S h11"|§F111 17RF75 19RF4
Finishes ME, ZL, Z1: -65°C to +200°C 1E0ntzei(t. 1e(ontzéct . Shell Sz.17 + 2 contacts Shell $2.19 - 4 contacts

Finishes NF, ZR: -65°C to +175°C

SUPERNINE MULTI-PORT RF CONNECTORS

Arrangement No. 21RF75 23RF5 23RF6 25RF8
Shell Sz. 21+ 4 contacts Shell Sz .23+ 5 contacts Shell Sz .23 + 6 contacts Shell Sz, 25 - 8 contacts
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Dimensions in Inches (millimeters) are subject to change without notice.



RF, Microwave, and mmWave Interconnects

SuperNine RF Multi-Port Circular Connectors lenair:

2333-2002-07 2333-2002-D0
Jam-Nut Mount Bulkhead Feed-Thru Wall-Mount Bulkhead Feed-Thru

2333-2002-07 JAM-NUT MOUNT FEED-THRU

1.90 (48.26) MAX
MASTER KEY .122/.083 (3.10/2.11) $IZES 11-17
970 | .153/.114 (3.89/2.90) SIZES 19-25

@B MAX

(24.64) MAX

A THREAD
2X

I Ll E +
1 oD
RED BAND RECOMMENDED MOUNTING HOLE
FULL MATE
JA&ZS;;ES — INDICATOR 2X FORJAM NUT
.126/.062 (3.20 /1.57)
F THREAD PANEL THICKNESS
Shell Size AThread 0B C F Thread oD E
; n : 750-1P-3L-TS-2A ©1375(3492)  1252(3180) M20 X 1-6g-100R © .835/.825(2121/2096)  :  .771/.761(19.58/19.33)
17 ; 1752 (4450) 1626 (4130) M32 X 1-6g-100R - 1270/1260 (32.26/32.00) - 1210/1.200 (30.73/ 30.48)
19 ; 1937(49.20) 1811(46.00) M35 X 1-6g-100R . 1395/1385(3543/3518) . 1335/1.325 (33.91/ 3365)
21 ; 2.063(5240) : 1937(49.20) M38 X 1-6g-100R . 1520/1510 (3861/38.35) . 1460/1450 (3708/ 36.83)
23 ; 1500-1P-3L-TS-2A i 2189(5560) i 2063 (5240) M41 X 1-6g-100R . 1645/1635 (41.78/4153) - 1585/1575 (40.26/ 40.00)
25 : 1,625-1P-3L-TS-2A ©231(5870)  2189(5560) M44 X 1-6g-100R ¢ 1770/1760 (44.96/ 44.70)  ©  1.710/1.700 (43.43/ 4318)

2333-2002-DO0 WALL-MOUNT FEED-THRU

SUPERNINE MULTI-PORT RF CONNECTORS

=——1.90 (48.26) MAX
GsQ . . -098/.083(2.49/2.11) SIZES 11-19
J .126/.083 (3.20/2.11 SIZES 21-25 [H]
MASTER
4X gl
|| ATHREAD 10 .005]@
- 2X
D oK MIN
FLANGE
X H] SIDE | D T ] i
] RED BAND
4X 9..136/.120 FULL MATE
(3.45/3.05) SIZES 11-21 INDICATOR 2X RECOMMENDED MOUNTING HOLES
FOR WALL MOUNT
4X 2.162/.146
(4.11/3.71) SIZES 23-25
Shell Size AThread GSQ HBSC J oK oL
: 1 o 750-1P-3LTS2A | 1043/1019 (2649/2588) .  0.812(2062) .  .820/771 (2083/1958) |  0796(2022) .  133/123(338/312)
17 O 1I875-1P-3LTS-2A ¢ 1323/1299(3360/3299)  ©  1062(2697) . 820771 (2083/1958) :  1219(3096) . 133/123(338/312)
19 . 1250-P-3LTS-2A  ©  1449/1425(36.80/36.20) :  1156(29.36) . 820771 (2083/1958) :  1297(3294) . 133/123(338/312)
© 21 1375-0P-3LTS2A ¢ 1575/1551(4000/3940) ©  1250(3175)  :  .790/741(20.07/1882) :  1422(3612) . 133/123(338/312)
23 1500-1P-3LTS2A 17011677 (4321/4260)  : 1375(3492) .790/741(20.07/1882) .  1547(3929) 159/149 (4.04/ 3.78)
25 i 1625-1P-3LTS-2 1823/1799 (46.30/4569)  :  1500(3810)  :  .790/741(2007/1882) 1672(4247)  155/145(3.94/ 3.68)
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