BATTLE-TESTED

STAR-PAN"

Video Downlink, GPS, and Auxiliary Device Cables
TS8-531 Tactical Net Rover cable with RPB and TAC-EYE Adapter (NG Compatible)

SPECIFICATIONS

STAR-PAN+ with NG compatibility

For interconnection of C4ISR peripheral to STAR-PAN power / data hubs
Integrated Ethernet to USB conversion circuitry
Santoprene jacketed cable, black

Overmolded, ergonomic connector strain reliefs, black.
Aluminum housing, black zinc-nickel finish

Black stainless steel thumbscrew

Mighty Mouse 807 (NATO standard) connectors.

For use with TS3-022 and TS1-030

Weight, 24" cable, (consult factory)

Export classification: ECCN 3A611.x

HOW TO ORDER

Sample Part Number: TS8-531 -JXX -PXX

Cable Series TNR Cable with RPB Option

Ininches
Omit for default length of 6.00"

In inches

Length Designator (L1)

en el e s [ Omit for default length of 28.00”

HUB PORT DESIGNATOR:

RADIO POWER BOOST

LENGTH"L1"
SEE P/N DEVELOPMENT

LENGTH "L2"
SEE P/N DEVELOPMENT
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R INTERFACE RECEPTACLE
8070-1675ZNU6-6PY OR EQ I N2 0
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