ADVANCED PEFORMANCE

C) SuperNine° High-Speed Series lenai.

MIL-DTL-38999 Series lll Type Environmental Connectors
377-119 SpeedMaster™ multi-function backshell adapter

Part Number Development

Sample Part Number 377 N S 119 | MT | 11 06 4 G 01

Series 377 = Series 37 Aluminum Alloy Backshells

(& EE G EHEEIGTEM N = Glenair SpeedMaster™ Connector

Angular Function S = Straight N =90° Solid Elbow M = 45° Solid Elbow

Basic No. 119

Material/Fi See Finish Table

Shell Size 11,19, 21,25

Optional Entry Size See Optional Entry Size Table

Length In 1/2 Inch Increments; e.g. 4 = 2 inches (see note 2)

G=Gland Nut K =Tubing Adapter with Nut, Glenair PEEK
B = Banding Adapter 601 Series Band Supplied with Backshell

Adapter Style

Cable Diameter See Cable Diameter Table

SdOLDINNOD d44dS-HOIH

- pimemons |
Shell Conduit Insert No. of
Size | AThread ISO Metric B Max D Max E Max F Max G Max H Ref J Flats Size Ref | Identification | Holes

1 M15X1-6H (2169962) (415'.7281) (4115.952) (313;.3738) (319.?662) (1 35,;2) (2.2.3883) 716 1 !
19 MY (319'.5142) (523.1519) (525.1387) (31é.5142) (414.7976) (215'21?0) (;iz.gg) S L =
21 M3TX1-6H (412'.6472) (522'9578) (52i.2155) (416.6819) (4]6'%) (2]5;%) (;és.?g) 78 214 4
= LTSIl (523;.1825) (525..1693) (525'.1693) (;5.7934) (4:§.9768) (31é.2276) (411:(135) ! 2= 7

Optional Entry Size Cable Diameter Finish Table
Opt. Conduit Cable Accomdation Sym Finish Description
Entry Size | CRef SymK | Size Ref. Entry Size | P Approx (Ref) -
06 330(8.38) 216 963-003-24. 963-037 M Electroless nickel
U o1 280(7:11) 963-033-24 MT | atuminum | Nickel - PTFE
07 .390 (9.91) 1/2
07 220 (5.59) 963-003-26, alloy Cad/O.D. over
08 515 (13.10) 5/8 963-033-26 NEF electroless nickel
10 640 (16.26) 3/4 (100 hour salt spray)
11 .640 (16.26) 3/4
13 .765 (19.43) 7/8
15 .890 (22.61) 1
1.125
17 (28.58) 11/4
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NOTES
O-ring . .
Typ X Length X 1. Glenair 600 series
AThread See Note 2 backshell assembly tools
Typ Key (2 at 180°) are recommended for
] Typ assembly and installation
\ 2. Standard min. order length
B _ o - 1.5 inch, consult factory for
Typ shorter lengths
3. Material:
Sym S - Straight J Hex Flats + Adapters, elbows, ferrules,
Typ coupling nut, nut:
Knurl Style Mfr - aluminum alloy/see finish
Option - Typ Positive Stop
Typ table

« Grommet, O-ring:
fluorosilicone/N.A.
- Anti-rotation device:
P Dia, See Table Il corrosion resistant

a%e g?ﬂglleior material/N.A.
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