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GLENAIR SERIES IPT (MIL-DTL-26482 TYPE) RJ45 PANEL CUTOUTS FOR SHELL SIZE 18

GLENAIR SERIES IPT (MIL-DTL-26482 TYPE) USB PANEL CUTOUTS FOR SHELL SIZE 16

RJ45 ETHERNET, USB, HDMI, AND DISPLAY PORT
Introduction and Technical Reference 
Recommended panel cutouts for  
Glenair Series IPT (MIL-DTL-26482 type) connectors

1.260
(32.0)
Min

1.122
(28.5)
Min

4X Ø 
.120  ±.005
(3.04 ±0.12)

SQUARE FLANGE REAR MOUNT
RECOMMENDED MOUNTING HOLES

SQUARE FLANGE FRONT MOUNT
RECOMMENDED MOUNTING HOLES

JAM NUT MOUNT
RECOMMENDED MOUNTING HOLE

PANEL THICKNESS .063-.126 (1.6 -3.2)

.567 (14.4)

Ø 1.260 (32) Min1.063 (   27 )1.063 (   27 )

SQUARE FLANGE REAR MOUNT
RECOMMENDED MOUNTING HOLES

SQUARE FLANGE FRONT MOUNT
RECOMMENDED MOUNTING HOLES

JAM NUT MOUNT
RECOMMENDED MOUNTING HOLE

PANEL THICKNESS .063-.126 (1.6 -3.2)

Ø 1.142
(29.0) 

Ø 1.004
(25.5) 

4x 
Ø .120 ±.005
(3.04 ±.12) 

.504 
(12.8)

Ø 1.13 (28.8) .969 (   24.6) .969 (   24.6)


