RF, Microwave, and mmWave Interconnects

BluMark RF Coax Cables lenair

962-032-300 (FEP) 50 Ohm 18 GHz .304" Jacket Diameter

Low Loss , , Silver-Plated C
962-048-300 (ETFE) Co‘e’lvx Cable e-PTFE Dielectric ¢ odicior

For ordering information, refer to GRF02 or
8576 factory terminated cable assembly catalog pages.

CONSTRUCTION
' JACKET CENTER CONDUCTOR
Blue FEP or Gray ETFE Solid silver-plated
.304" Max (7.72mm) Diameter Ig”fen r_spﬁ/;?ég copper

OUTER SHIELD
Silver-Plated Copper Braid

MIDDLE SHIELD
Metalized
Wrap Tape

PRIMARY
INSULATION
e-PTFE
Tape

ATTENUATIO
Typical Attenuation | Typical Attenuation

BLUMARK | e imetr

C O A X C A B LE S y 1.0 GHz 0.051 0.167
4.0 GHz 0.104 0.341

50 ohm. Low loss. Triple shield. 18 GHz. 10.0 GHz 0167 0.548

962-032-300 coax cable has expanded PTFE

dielectric for low attenuation at microwave 18.0 GHz 0.228 0.748

frequencies. Abrasion resistant and flexible

FEP jacket. Three metallic layers for greater

than 90 dB of shielding effectiveness: SPC CALCULATED INSERTION LOSS

(silver-plated copper) flat wire spiral inner IL=[K \F + K, F] x Cable Length

shield, aluminum/polyimide foil interlayer,

F=Fi in MHz  Feet or Met table bel
and round SPC braid outer shield. Solid SPC requency in Mz - heet of MISters pertabie Helow

center conductor. e-PTFE dielectric. For Cable Length e e Ll
in Feet in Meters
SPECIFICATIONS K, 0.0016033 0.0052601
B 50 ohm K, 0.0000007 0.0000024

W -55to +200°C (FEP)

FOR 962-025 SERIES BLUMARK RF CABLE

u :;"p_'g Shleld,:l SIIVe{ ?(Ia(ﬁld f°'?per Part No. Available Connector Interfaces and Contact Types
raid over siiver piated rlat wire GRF02-0150: with

shields. Industry-Standard RF N-Type, ATNC, SMA

B Cable weight: 39.1 g/ft nom. Connectors
W Velocity of Propagation: 80%
W Capacitance (pf/ft): 25.4
B Min. Bend Radius: 1.181 in
(30.0 mm)
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